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The information contained in this document is the property of IDEAL INDUSTRIES Ltd. and is
supplied without liability for errors and omissions. No part of this document may be
reproduced or used except as authorized by contract or other written permission from IDEAL
INDUSTRIES Ltd. The copyright and all restrictions on reproduction and use apply to all media
in which this information may be placed. IDEAL INDUSTRIES Ltd. pursues a policy of continual
product improvement and reserves the right to alter without notice the specification, design,
price or conditions of supply of any product or service. All rights reserved.

Les informations dans ce document sont la propriété de IDEAL INDUSTRIES Ltd. et elles sont
fournies sans responsabilité pour les erreurs et les omissions. Aucune partie de ce document ne
doit étre reproduite ou utilisée, sauf en cas d’autorisation par contrat ou en cas d’autre
autorisation écrite donnée par IDEAL INDUSTRIES Ltd. Le copyright et toutes les limitations Franca is
concernant la reproduction et l'utilisation s’appliquent a tous les supports sur lesquels cette

information peut étre placée. IDEAL INDUSTRIES Ltd. améliore continuellement ses produits et
se réserve le droit de modifier sans préavis la spécification, la conception, le prix ou les
conditions de fourniture d’un produit ou d’'un service. Tous droits réservés.

Die Informationen in diesem Dokument sind das Eigentum von IDEAL INDUSTRIES Ltd. und
werden ohne Gewahrleistung der Vollstandigkeit oder Korrektheit gegeben. Dieses Dokument
darf nur soweit vertraglich oder anderweitig schriftlich von IDEAL INDUSTRIES Ltd.
Zugesichert ganz oder teilweise vervielfaltigt werden. Das Urheberrecht und alle
Einschrédnkungen zur Vervielfaltigung und Nutzung gelten fur alle Datentrager, auf denen diese
Informationen gespeichert werden kénnen. IDEAL INDUSTRIES Ltd. bemUht sich um standige
Produktverbesserungen und behélt sich das Recht vor, die Spezifikation, das Design, den Preis
oder die Lieferbedingungen jeglicher Produkte oder Dienste ohne VorankUndigung zu &dndern.
Alle Rechte vorbehalten.

Le informazioni contenute nel presente documento sono di proprieta di IDEAL INDUSTRIES
Ltd. e sono fornite senza alcuna responsabilita relativa a errori e omissioni. Sono vietati la
riproduzione o l'uso di tutto il documento o parte di esso, salvo se autorizzati da contratto o
permesso scritto di IDEAL INDUSTRIES Ltd. Il copyright e tutte le limitazioni sulla riproduzione
e l'uso si applicano a tutti i supporti nei quali le presenti informazioni possono essere
contenute. IDEAL INDUSTRIES Ltd. segue una politica volta al miglioramento continuo dei
prodotti e si riserva il diritto di modificare senza preavviso le specifiche, il disegno, il prezzo o
le condizioni di fornitura di qualsivoglia prodotto o servizio. Tutti i diritti riservati.

La informacién que figura en este documento es propiedad de IDEAL INDUSTRIES Ltd., quien
no asume responsabilidad alguna sobre posibles errores u omisiones gue puedan existir en
este documento. Queda prohibida la reproduccién parcial o total de este documento, asi como
darle un uso distinto al autorizado mediante contrato o autorizacién escrita por parte de IDEAL
IDUSTRIES Ltd., independientemente del formato y soporte de los contenidos. IDEAL
INDUSTRIES Ltd. sigue una politica de mejora continua del producto y nos reservamos el
derecho de modificar sin previo aviso las especificaciones, disefio, precio o condiciones de
suministro de cualquier producto o servicio. Todos los derechos reservados.

As informac¢des contidas neste documento sdo de propriedade de IDEAL INDUSTRIES Ltd. e
sdo fornecidas sem responsabilidade sobre erros e omissdes. Nenhuma porcdo deste ~
documento pode ser reproduzida ou usada exceto quando autorizada mediante contrato ou Portugues
outra permissdo por escrito da IDEAL INDUSTRIES Ltd. Os direitos de cdépia e restricdes de
reproducdo e uso sdo aplicaveis a todas as midias nas quais estas informac¢des possam ser
colocadas. A IDEAL INDUSTRIES Ltd. segue uma politica de melhora continua do produto e se
reserva ao direito de alterar sem aviso prévio as especificacdes, design, preco ou condicdes de
fornecimento de qualquer produto ou servigo. Todos os Direitos Reservados.
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WARNING!

Do not attach to AC power or telecoms cables carrying >60volts. The
VDV Il Plus Tester may be damaged and cause a safety hazard to the
user.

CAUTION!

Improperly crimped, damaged or un-crimped plugs can damage the
ports on the VDV Il Plus Tester. Inspect plugs for proper termination and
crimping before inserting into the tester. Contacts should always be
recessed into the plastic grooves of the plug. Only use 8-Position plugs
with the 8-Pin (DATA) port and 6-Position plugs with the 6-Pin (VOICE)
port

When " is displayed, disconnect immediately to avoid damage.
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VOICE DATA
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ON/OFF
button

Display

JUCC VIDEO port
TailaTTT —selection (q )
SHAE | | button
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POWER
To remove /insert the battery: Battery cover

U

1 Remove the battery cover screw and the screw ”;
battery cover from the back of the tester.

 Remove / insert the battery, taking care to Battery cover ol
connect correctly and not to trap the cable. @m @

1 Replace the battery cover and screw. R

To switch the tester ON:

1 Press the ON/OFF button. “

0 The display shows the selected port

(VOICE, VIDEO or DATA). VOICE port | VIDEO port| DATA port
o If the Battery Low Indicator is shown, selected selected| selected

the battery should be replaced with a — ¢ — ®

new 9V battery. - = ) o ¥

®
“ ! 4
O - 1
Setting Backlight| Battery Low
To control the backlight: Indicator Indicator Indicator
1 Press the TOOLS button repeatedly until the Backlight Indicator flashes and the backlight
timeout (seconds) is shown.
T Press q or p to adjust the backlight timeout.

o If zero, the display shows U. The backlight will not come on.

o If non-zero, the display shows V. The backlight will come on whenever any button is
pressed and after the timeout will first be dimmed and then go off to maximise
battery life.

1 Press the TOOLS button repeatedly until the Setting Indicator disappears.

To switch the tester OFF:
1 Press the ON/OFF button.

TERMINATIONS

& P
Dual Port Remote Unit Coax Remote Unit RJ45 Remote Unit RJ45 Identifier
# 1 (Standard) # 1 (Standard) # 1to 12 (Optional - # 1to 24 (Optional -
# 1to 12 (Optional - 158050) 158051)
158053)

The Dual Port Remote Unit can be stored in the bottom end of the Tester, with the jacks either
inside for protection or outside for testing patch cables without removing it from the Tester,
and provides internal storage for the Coax Remote Unit.

CONNECTIONS

To connect to a cable and to confirm correct connection: Termination
T Use the correct port (VOICE, VIDEO or DATA) according to the cable Number
connector type. (Use VOICE for RJ11, RJ12, RJ14 or RJ25 cables, VIDEO N
for F 75 q Coax or DATA for RJ45). Identifier
9 Press the corresponding port button (VOICE, VIDEO or DATA). Indicator

0 The display shows the selected port. -
T Connect one end of the cable to the selected port on the tester and the ' _' ED
other end to a Remote Unit for cable identification and testing ortoan (| (®%)
Identifier for cable identification only.

o0 The display shows the type of termination (Remote Unit or Remote
Identifier) and its Number to assist identification when a number Uni_t
of different terminations are in use. Indicator
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CABLE TESTING

To test a cable:
T Connect the cable to the tester and to a suitable Remote Unit as described
above.
o Cable testing runs continuously (except when in TOOLS mode or if
voltage is detected). There is no need to start or stop the cable test.

Cable test results are shown using the two rows of numbers in the lower half of the
display. The top row of numbers refers to the pins at the near end. The numbers
displayed, and S (Shield), depend on the port in use...

VOICE - Pins 1, 2, 3, 4, 5 and 6 are shown
VIDEO - S and Pin 1 are shown
DATA - Pins 1, 2, 3,4, 5, 6, 7 and 8 are shown. S is shown if the shield is connected.

The lower row of numbers refers to the pins at the far end. The numbers displayed
show which pin at the far end is connected to which pin at the near end. Open circuits
and short circuits are shown. Multiple short circuits are shown in sequence.
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Split Pair test...
I next to the Split Pair symbol shows when the test is disabled.
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