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  CMFR-66 Multifunktions-Zeitrelais  B/N 506666  

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

Spannungsfestigkeit: 4000 V AC (Eingang/Ausgang); 1000 V AC (offene Kontakte); 6 kV (Eingang/Ausgang 1.2/50 µs) · ESD-
Entladung 4 kV über die Anschlüsse; 8 kV durch die Luft (EN 61000-4-2) · Elektromagnetisches HF-Feld (80:1000 MHz): 10 
V/m (EN 61000-4-3) · Burst (5-50 ns, 5 kHz) an A1 – A2: 4 kV (EN 61000-4-4) · Surges (1.2/50µs) an A1 – A2 bzw. B1 – A2 
(common & differential mode): 4 kV (EN 61000-4-5) · EMV-Emission: Klasse A (EN 55022) · Entspricht der EMV-Direktive 
89/336/EEC · Stromaufnahme am Steuereingang (B1): < 1 mA · Wärmeabgabe an die Umgebung: 1.4 W (ohne Dauerstrom); 
3.2 W (bei Dauerstrom) · Schraubklemmen Anzugsdrehmoment 0.8 Nm · Anschlussquerschnitt mehrdrähtig: 0.5…4 mm2 / 
2x2.5 mm2 · Anschlussquerschnitt eindrähtig: 0.5…6 mm2 / 2x4 mm2 
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  CMFR-66 Modular timer     SKU 506666 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

Dielectric strength: 4000 V AC (Input/Output); 1000 V AC (open contacts); 6 kV (Input/Output 1.2/50 µs) · ESD-Discharge     
4 kV contact discharge; 8 kV air discharge (EN 61000-4-2) · Radio-frequency electromagnetic field (80:1000 MHz): 10 V/m 
(EN 61000-4-3) · Fast transients (burst) (5-50 ns, 5 kHz) on supply terminals: 4 kV (EN 61000-4-4) · Surges (1.2/50µs on 
supply terminals / on start terminal (common & differential mode): 4 kV (EN 61000-4-5) · Radiated and conducted emission: 
class A (EN 55022) · Compliant to EMV-Directive 89/336/EEC · Current absorption on signal control (B1): < 1 mA · Power lost 
to the environment: 1.4 W (without contact current); 3.2 W (with rated current) · Screw torque 0.8 Nm · Wire size stranded 
cable: 0.5…4 mm2 / 2x2.5 mm2 · Wire size solid cable: 0.5…6 mm2 / 2x4 mm2 
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