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SPECIFICATIONS
Current: 3A
Cperating Temperature: -355'C Te +105°C
Contact Resistance: 20 Milliochms Max,
insulotion Resistonce: 1000 Megoohms Min
No, Of Contactsx2.54 Withstanding Voltage: AC 1000V RMS
Housing: Thermoplastic ULS4V-0
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