Artikel-Nr.: 741790
Bez.: UHF-Crimpstecker, Teflon-Isolation, Aircell 5
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NOTE: FIRISH (PLATING THICKNESS IN MICRO-INCHES)
1. BODY/CONTACT: BRASS PER J1S-C3604
2. INSHLATION: TEFLON PER ASTM Di457 AND ASTH BITiO
3. COMNECTOR INTERFACE PER WIL-STD--34RA
4. PART T BE CLEAN AND FREE BURRS Recommeded
5. RICKEL PL 70 4™ MIN THICK OVER COPPER STRIKE Cable Stripping
6. GOLD PL 1-3u" OVER NICKEL PL 70w ¥IN THICK
OVER COPPER STRIKE . 1:Crimped Contact
5 s | Hex Crimp Size: . (68"
5 Ferrule Brass Nickel 5 2:Crimped Ferrule
4]  Shell Brass Nickel ; =2 Hex Crimp Size: .213"
3 | Insulator Teflon ¥hite F 2
2 Contact Brass Gold
1 Body Brass Nicke]
NOI Description Material Finish
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