Steckzungen 2,8 mm
Languettes plates
Mounting tabs

Verbindungstechnik
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Artikelnummer
l;luTéh:o darticle 3789d08.6 03789d08.6 3789108.6 03789f08.6 3789c05.6 03789c05.6
art-No.
Bohrung/Trou/Hole (4] 1.2 (] 1.2 Q 1.3 %] 1.3 %] 1.3 %] 1.3
T 34 T 34 T 25 T 25 T 3 T 3
H 7.3 H 7.3 H 9.5 H 9.5 H 8 H 8
A 2.5 A 2.5 A 5 A 5 A 5 A 5
B1 35 B1 35 B1 6.3 B1 6.3 B1 6.3 B1 6.3
L1 11.5 L1 11.5 L1 133 L 13.3 1 13.3 1 13.3
L 8 L 8 L 7 L 7 L 7 L 7
oD 1.4 oD 1.4 oD 1.3 oD 1.3 oD 15 oD 15
B 1 B 1 B 1.3 B 1.3 B 1.3 B 1.3
0.8 S 0.8 S 0.8 S 0.8 S 0.5 S 0.5
Werkzeuge
Outils 24 1062d08 26 1062f08 29 106205
Toolings
10,5
5,0
' UZ%
U
Artikelnummer
:\’Iur:néh:o darticle 378908.2 378908.6 0378908.6 3785e.6 3783.6 3783f.6
art-No.
Bohrung/Trou/Hole Q 1.3 Q 1.3 %] 1.3 @ 1.3 a 1.3 a 1.3
T 3 T 3 T 3 T 3 T 35 T 35
H 8 H 8 H 8 H 13 H 7.0 H 15
A 5 A 5 A 5 A 5 A 5 A 25
B1 6.3 B1 6.3 B1 6.3 B1 6.3 B1 8.5 B1 48
L 133 L 133 L 133 L1 135 L1 7 L1 105
L 7 L 7 L 7 L 7 L 6 L 7
oD 1.3 oD 1.3 oD 1.3 oD 1.3 oD 1.7 oD 1.3
B 1.3 B 1.3 B 1.3 B 1.3 B 12 B 12
S 0.8 S 0.8 S 0.8 S 0.8 S 08 S 08
Werkzeuge
Outils 26 26 106208 26
Toolings
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Artikelnummer

g:::l-él\::.d.amcle 03783f.6 378705.6 378708.2 378708.6 0378708.6 3789c08.6

Bohrung/Trou/Hole ] 1.3 ] 1.3 [0} 1.3 [} 1.3 9} 1.3 4} 1.35
T 35 T 5 T 5 T 5 T 5 T 3
H 15 H 12 H 12 H 12 H 12 H 8
A 25 A 5 A 5 A 5 A 5 A 5
B1 48 B1 6.3 B1 6.3 B1 6.3 B1 6.3 B1 6.3
L1 10.5 L1 133 L1 133 L1 13.3 L1 13.3 L1 13.3
L 7 L 7 L 7 L 7 L 7 L 7
oD 1.3 oD 1.2 oD 1.2 oD 1.2 oD 1.2 oD 15
B 1.2 B 1.3 B 1.3 B 1.3 B 1.3 B 1.3
S 0.8 S 05 S 0.8 N 0.8 N 0.8 S 0.8

Werkzeuge

Outils 1061f 29 26 26 106108 26

Toolings
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