Artikel-Nr.: 072776
Bez.: DC-Einbaubuchse, Schalter in Ruhestellung geschl., offene Ausf., Printmontage, Héhe 9,5 mm, Stift 2,1 mm
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SCHEMATIC —3

N9
MOEL NO C
5. |Pln(2.0l) |copp-r 1 |Nickel Plated
4. |Hnuir|g PBT 1 |Black color
3. |Breck Terminal 0.4T Brass 1 |Silver Plated
2. |Sleeve Spring 0.3T Phosphor Bronze 1 |Silver Plated
1. |Pin Terminal 0.3T Brass 1 |Silver Plated
NO.| Description Material Q°TY Finish
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Pin Hole Layout
(Jack Bottom View)

: 30mQ mox
: Max 5.0A , 24V DC
: 100MQ) mIn at DC 500V

Dielectric Withstanding Voltcge AC 500V for one minute

BKL



	Seite1

