Datenblatt Art. 323.186

Data sheet | Fiche téchnique | Scheda tecnica | Fisa tehnica

BACH
MANN

Schutzkontakt-Zuleitung

Elektrische Kenngrof3en
Nennstrom / Bemessungsspannung
Produkteigenschaften

Lange (L)
AuBendurchmesser (AD)
Leitungstyp

Anzahl Adern
Querschnitt (je Ader)
Mantelisolation
Aderisolation

Farbe Mantelisolation
Farbe Aderisolation

Seite 1
Stecker

Seite 2
30mm abgemantelt mit Aderendhiilsen

Lieferumfang
1x Schutzkontakt-Zuleitung

Einzeln verpackt

Umgebungsbedingungen

Schutzart
Konformitat / Approbation

Bauart gepruft

1

323.186_Datasheet_REV00

16A / 250V~

5,0m

11,3mm

HO7RN-F

3G

2,5 mmz2

Neopren

Gummi

schwarz

braun, blau, griin-gelb

CEE 7/7 (Type E/F)

IP20

DIN VDE 0620-1/ DIN
49440/

Electrical parameters
Rated current / rated voltage
Product attributes

Length (L)

Outer diameter (OT)
Cable type

Number of wires
Diameter (per wire)
Sheath insulation

Wire insulation
Colour Sheath insulation

Colour wire insulation

Side 1
Plug

Side 2
30mm stripped with ferrules

Scope of delivery
1x Supply cable with earthing contact

Individually packed

Environmental conditions

Protection type
Conformity / Approval

Type approved

16A / 250V~

5,0m
11,3mm
HO7RN-F

3G

2,5 mmz2
Neoprene
Rubber

black
brown, blue, green-
yellow

CEE 7/7 (Type E/F)

IP20

DIN VDE 0620-1/ DIN
49440/

Alle Angaben ohne Gewéhr, Anderungen vorbehalten.
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BACH
MANN

Zeichnung Drawing

™~
2 ]
=1
) K ) ‘
)
2 \ [
x |
& ==
't J
I
(]
—-.‘J
A
<
a1
[Fh) n
b1 O
n I+
3 (8)]
3 <
w
=
|\
(]
E \\ 3
S .
m I [H_r

2

Alle Angaben ohne Gewéhr, Anderungen vorbehalten.
323.186_Datasheet_REV00 createy by BWS-PM on 29.06.2018 Subject to change without notice.



