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The Weller WCTH Storage Unit keeps Weller Cartridge Tips easily accessible, tips stored safely, and the workbench organized. 
The tip holder is compatible for all Weller Active RT Tips (Cartridge Tips).

KEY FEATURES

> FULL VISIBLE
 All soldering tips are placed upright and therefore fully   
 visible with tip styles and sizes.

> CLEARED UP
 Your workbench is clean and organized with the 
 WCTH storage device. Up to 16 active Weller RT soldering  
 tips can be handled.

> SAFELY STORED
 Place your preferred tips and your hot soldering tips   
 always in the same order to handle your jobs safely and   
 correctly. 

> COMPATIBLE
 All Weller active RT Tip Series can be stored. 

> ESD SAFE
 The WCTH tip holder is fully ESD safe

> DIMENSION
 L x W x H 9,0 x 6,5 x 4,8 cm

WCTH 
TIP HOLDER 
KEEPS YOUR 

WORKBENCH CLEAN
ORDER NO: T0053450299
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KEY FEATURES

Weller’s WCU is a compact stand-alone high-precision temperature measurement device for quick and accurate temperature 
measurement. The WCU unit is strategically designed for users that need to measure fast and easy, while maintaining the 
highest level of accuracy. It comes with a large, non-backlite display.

WCU 
HIGH-PRECISION TEMPERATURE 

MEASUREMENT DEVICE
ORDER NO: T0053450199

> HIGH-PRECISION TEMPERATURE MEASUREMENT DEVICE 
 Quick and accurate temperature measurements

> INTUITIVE NAVIGATIION      
 Digital display for fast temperature unit change between °C and °F,  
 and other functionalities. Values are easily readable from the large  
 non-backlite display.

> FAST AND EASY MEASUREMENT     
 Effortlessly auto-calibrate in less than 10 seconds, ensuring the  
 operator can focus on the important soldering task with a precise  
 temperature for best productivity. 
 The Auto-Calibration function can be used with: 
 WX 1, WX 2, WXD 2, WXA 2, WXR 3, WXsmart
 NOTE: For the Auto-Calibration function a RS 232 cable 
 (order number: T0058764710) needs to be purchased separately

> HIGH-MOBILITY
 The compact designed, battery-powered Weller High Precision  
 Temperature Measurement Device can easily be shared between  
 different workstations

> SIMULTANEOUS USE OF THERMOCROSS AND THERMOCOUPLE 
 Keep track of soldering tip and soldering bath temperatures  
 simultaneously
 (Weller Thermocouple Type K Ø 0,1 mm T0058755782)
 (Weller Thermocouple Type K Ø 0,5 mm T0053119099)

> TEMPERATURE MEASUREMENT COUNT FUNCTION
 Number of tip temperature measurement will be automatically  
 counted. This function can be useful for control of changing sensor.

> MAX HOLD FUNCTION
 The WCU display will show/hold the maximum temperature  
 measured.

TECHNICAL DATA WCU
Temperature measuring range Thermocross 

 0°C – 400°C 32°F – 752°F

Temperature measuring range Type-K/Thermocouple 
150°C – +1200°C 302 °F – +2192 °F

Applicable sensor 
K (CA) type thermocouple

Measuring tolerance 
±3 °C (between 300 and 600 °C) ±6 °F (between 572 and 1112 °F)

Energy supply  
9 V Dry battery Alkaline cell recommended. 

Recommended battery Ansmann XPower alkaline battery 9V E-block

Dimensions 
L x W x H 138 x 73 x 43 mm

Weight 
120 g (Without battery)

Ambient temperature
0 °C – 40 °C

Air humidity range 
max. 80% Relative air humidity, without condensation

Ambient conditions 
Applicable pollution degree 2 (According to IEC/ UL61010-1)

> LOW ENERGY CONSUMPTION
 Auto Turn-off Timer saves battery life shutting down the unit’s power   
 after 10 mins without use. 
 Different grounding possibilities, ex works = hard grounding

> WCU REPLACEMENT SENSOR
 0 pcs. T0058771712

> ESD Safe
 The Weller WCU Temperature Measurement Device is fully ESD safe

www.weller-tools.com/wxsmart

Die ESD Erdungs-Armbänder von Weller lassen sich einfach verstellen und überzeugen mit ihrem angenehmen Trage-
komfort am Handgelenk. Verarbeitetes, antibakterielles Silber im Band sichert einen hohen Hygienestandard, auch lassen 
sich die ESD Armbänder waschen. Silber/Carbon-Einarbeitungen garantieren eine optimale Ableitung elektrischer Ladungen 
und das sachgemäße Bearbeiten von empfindlichen elektronischen Komponenten. Das Set besteht aus einem Handgelenks-
band und einem Spiralkabel.

Weitere Informationen: www.weller-tools.com

ANPASSBARE GRÖSSE
bequeme Handschlaufe, Größe kann leicht 

nach Bedarf angepasst werden

ANTISTATISCH
Verhindert die Entstehung und Übertragung 
statischer Elektrizität in trockenen Umgebungen

MAXIMALER SCHUTZ 
360 Grad leitfähiger Kontakt, mit Silber- und 
Kohlefasernanteilen für bessere Leitfähigkeit 
(Spiralkabel: 1m ohm)

GEPRÜFT
nach BGI 818: 2001 - Handgelenkband und Spiralkabel

SICHERHEIT
Sicherer Druckknopf für maximale Sicherheit beim Anschluss 
an die Lötmatte. Ein schnelles oder versehentliches Entfernen 
oder Abziehen ist äußerst schwer möglich.

HYGIENISCH
abwaschbar, mit antibakteriellem Silber

FLEXIBEL
 2,4 m Länge (aufgewickeltes Kabel) 

ANTISTATISCHES 
ESD ERDUNGS-
ARMBAND SET

Bestell-Nr.: T0051403899 
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 > ANTISTATISCH; VERHINDERT DAS ENTSTEHEN 
UND ÜBERTRAGEN STATISCHER ELEKTRIZITÄT IN 
TROCKENEN UMGEBUNGEN

 > EINSTELLBARE GRÖSSE; KOMFORTABLE 
HANDSCHLAUFE, EINFACH BENÖTIGTE DIE 
GRÖSSE EINSTELLBAR

 > GEPÜFT: NACH BGI 818: 2001 - ARMBANDN 
UND SPIRALKALBEL)

 > FLEXIBEL: 2,4 M LÄNGE (SPIRALKABEL) 

 > HYGIENISCH: WASCHBAR, MIT 
ANTIBAKTERIELLEN SILBER 

 > MAXIMALER SCHUTZ; 360 GRAD LEITENDER 
KONTAKT, MIT SILBER UND CARBON ZUR 
BESSEREN LEITFÄHIGKEIT  
(SPIRALKABEL: 1 M OHM)

 > SICHERHEIT: SCHWERGÄNGIGER 
DRUCKNOPF ZUR MAXIMALEN SICHERHEIT 
DER VERBINDUGN ZUR LÖTMATTE. KEIN 
SCHNELLES, UNBEABSICHTIGES ENTFERNEN 
ODER ABREISSEN MÖGLICH

ANTISTATISCHES 
ESD ERDUNGS-
ARMBAND SET
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ESD SICHER

GEWICHT IN G / OZ 40 / 1.411

ANTISTATISCHE ESD ARMBAND

HANDGELENKBAND & SPIRALKABEL BGI 818

AUFGEWICKELTES KABEL 2.4m
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