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MM54274-2
LT200230/mb-15v00
23W
220-2 40V
50/60 Hz
138mA
1513mm
2400l
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MM54254-2
LT200090/mb- 06v00
9W
220- 240V
50/60Hz
54mA
603mm
920lm
4000K
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MM54264-2
LT20016 /mb- 12v 0
1 W
220- 24 V
50/ 0Hz
100mA
1212mm
1700lm
4000K
0 9

MM54294-2 LT200240/mb-15v00, MM54274-2 LT200230/mb-15v00, 
MM54264-2 LT200160/mb-12v00, MM54254-2 LT200090/mb-06v00,

No modifications of the luminaire which the LED lamp is to be used 
with are to be made.
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MM54264-2
LT200160/mb- 12v00
16W
220- 240V
50/60Hz
100mA
1212mm
1700lm
4000K
0.9

MM54254-2
LT200090/mb- 06v00
9W
220- 240V
50/60Hz
54mA
603mm
920lm
4000K
0.9

MM54294-2
LT200240/mb- 15v00
24W
220- 240V
50/60Hz
110mA
1513mm
3600lm
4000K
0.9

 

LT200230/mb-15v00
23W
220- 240V
50/60 Hz
138mA
1513mm
2400lm
4000K
0.9

MM54294-2 LT200240/mb-15v00, MM54274-2 LT200230/mb-15v00,
MM54264-2 LT200160/mb-12v00, MM54254-2 LT200090/mb-06v00,

Führen Sie keine Veränderungen an den Leuchte durch, in die Sie die 
LED Röhren einsetzen wollen.

MM54274-2


