
Product Information

Battery Voltage 18 V

Charging Type / Time External charger

Runtime with one battery 
charge

15m (with 2.5ah battery) 
in 18mm chipboard

No-Load Speed 0-2600 min-1

Cutting depth in wood 100 mm

Cutting depth in metal/steel 8 mm

Cutting depth in aluminium 18 mm

Media IDs 361205, 360251, 361177 

Video Sell in Video German,
Sell in Video English

Sustainability Info will follow until 
09/2021

Tool Dimensions 240 x 80 x 200mm

Machine Weight
(excl./incl. Wolve II Battery)

1.6 kg / 2.0 kg

Producer Country Hungary (HU)

Predecessor PST 18/ 0603011002

UniversalSaw 18V-100
UNI version in carton

Cordless Cutting

Powerful jigsaw all-rounder for all 

common sawing applications

Logistical Information

Scope Of Supply
2 x saw blade T144D

1 x dust cap

1 x cut control

1 x splinter guard

1 x protection shoe

SKU
2 608 663 315

1 600 A023 TM

2 609 256 981

2 607 010 079

1600A024NL

Gross Weight (incl. Packaging) 2.2 kg

Waste Packaging Plastic Approx. 5 g

Packaging Dimensions 252 x 104 x 150 mm

Pallet Dimensions 1200 x 800 x 1105

mm

Minimum Order Quantity 1 pcs.

Customs Tariff Nr. 84672290

100mm cutting depth

in wood – 25% more then predecessor!

4 steps pendulum

for fast cutting progress

Speed trigger 

for soft start
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Country Order ID EAN RRP incl.VAT €

EU 0603011100 4053423225952 96,59 €

Cut Control

Dust Cap

protection shoe

Splinter guard 2 x saw blade T144D

https://tube.video.bosch.com/media/Neuheitenvorstellung+Akku-Stichs%C3%A4gen+18V+%5BDE%5D/0_9m0sjh31
https://tube.video.bosch.com/media/Presentation+new+Jigsaws+18V+range+%5BEN%5D/0_ja50u1ru

