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Specifications: 
 

• Inputs: 2 channels, 1 external trigger input 
• Input impedance : 1 Mohm / 30pF  
• Frequency response  ±3dB: DC to 60 MHz  
• Maximum input voltage : 30V (AC + DC)  
• Input coupling : DC, AC and GND  
• Supply from USB port (500mA) 
• Needs Win98SE or higher 
• Sampling frequency: Real time 1.25kHz to 50MHz 
• Sampling frequency: Repetitive: 1GHz 
• Record length: 4K samples / channel 
• Input sensitivity : 5mV to 2V/division  
• Auto set-up function and X10 option 
• Pre-trigger function  
• On screen markers 
• Recording of data and screens 
• Extended waveform parameter display 
• Big screen function 

Small and stylish, 
Space saving design 

2.0 & 1.1 compatible 

Oscilloscope 

Spectrum analyser 

In the box: 
þ USB PC oscilloscope 
þ 60MHz scope probe (x2) 

þ USB cable 
þ Software on CD 
þ Getting started manual 
þ Manuals on CD 

Transient Recorder 


