
 Datasheet
Borescope camera
Item no: 125053

Overview

Technical data

Suitable for .......................................................................... BS-500 (Item no. 123318), BS-1000T (Item no. 123319)
Resolution............................................................................ 640 x 480 pixels
Camera lighting ................................................................... 4 white LEDs
White balance...................................................................... automatic
Operating / storage temperature ......................................... -20 to +60 °C
Operating / storage humidity ............................................... max. 95 %
Bend radius ......................................................................... >50 mm
Protection class ................................................................... IP67
Camera Ø............................................................................ 5.5 mm
Length ................................................................................. 1 m
Field of view......................................................................... 54°
Depth of field ....................................................................... 15 – 50 mm
Weight ................................................................................. 140 g
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