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} Reset, Pause and ChA-ChB Counting Inputs

Specifications

6 Digits process (PV) and 6 digits Set (SV) Value Display
Operation with 1 Set Value

NPN/PNP Type Operation

Operation with Automatic and Manuel Reset

INC, DEC, INC/INC, INC/DEC, UP/DOWN,

x1/x2 / x4 Counting with Phase Shifting Property

Technical Specification

Operating Temperature: 0...50 °C
Humadity: 0-90%RH (none condensing)
Protection: Ip65 at front, Ip20 at rear.

EZM-4430 (48x48x95 mm)
EZM-4930 (96x48x96 mm)
EZM-7730 (72x72x95,5 mm)
EZM-9930 (96x96x96 mm)

Supply Voltage

24Vac/dc (-%15;+%15) 50/60 Hz
24Vac (-%15;+%10) 50/60 Hz
115Vac (-%15;+%10) 50/60 Hz
230Vac (-%15;+%10) 50/60 Hz
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Process Output E
Relay Output: (5A @ 250Vac) 1

Input BC

Counting Inputs: Ch-A, Ch-B (Switch, proximity,
capative sensor or encoder can be connected.)
Sensor Type Selection: NPN or PNP selectable. gg
Count Input Types: INC, DEC, INC/DEC, INC/INC, UP/DOWN Max. 20KHZ.
x1/x2 /x4 phase shifting(for incremental encoder); Maximum 10 KHZ
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