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Nr. 15 08 18

Color : RGB

Wavelenght/color Temperature : typ. 620-630Nm, 520-530Nm, 470-480Nm

Length : 15cm

Width : 1.3cm

Number of LEDs : 6

Brightness(mcd) : 300-500, 700-900, 400-500

Viewing angle : 110°

Voltage : max. 12V/DC

Fixing : "3M" tape

RESISTOR

 SMD LED
25.0200

(mm ±10)

150.0
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