PXO(DIP8) PXO(DIP14)

O BARZBEL Specifications
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_*;BIEI Freq.R- 1.000MHz to 100.000MHz(Available in E/D Function)
‘.E Storage_ -55°C to 125°C

@ IEBE Operating Temp D ~10°C to 60°C(-40°C to 85°C available)

_ﬁw_{ Outpu 40-60%@1.4VDC(45-55% available) 40-60%@0.5VDC(45-55% available)

+5.0Vdc + 10%(+3.3VDC + 10%available)
1.000MHz to 3.000MHz,<20mA
3.001MHz to 32.000MHz,<35mA
=32.000MHz,<45mA
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& vo B 0.4VDC Max. 0.1VDD Max.
_“ 2.4VDC Min. 0.9VDD Min.

@ IMERR~TE]: External Dimensions D IMERR~TE]: External Dimensions
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Denotes Denotes
Pin 1 Pin 1
5.5Max.T—>‘ 3355 -~
PIN | CONNECTION B PIN | CONNECTION b
1 NC/ENABLE 1 NC/ENABLE
4 GND lleos 7 GND wlleos
5 OUTPUT 8 OUTPUT
8 +Vee PXO (DIP8) 14 +Vee PXO (DIP14)




