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ID: 005  MPQ capacitor socket
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PRODUCT GROUP 1 - PRECISION IC-SOCKET

Series 104

Pitch 2,54 mm

Insulating Material high temp. thermoplast UL94V-0

Contact Material Brass/BeCu

Rated Current 1 Amp.

Rated Voltage 100 VRMS/150 VDC

Breakdown Voltage min. 1000 VRMS

Operating Temperature -55°C bis +125°C

Maximum Soldering Temperature 260°C for 10 seconds

TECHNICAL DATA

1 | 2,54 mm
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