
NOTES:

Current Rating: 3Amps/contact max.
Contact Resistance: 4mO/contact
Insulation Resistanbe: 1000MO Min V=100V
operating Volragul 5ovec7»c
Temperature Range: -40'C - t105'C
Insulator: PBT or PPS, UL94V-0
Pin(outer sleeve): Brass, machined CuZn38Pb2
Clipfcontact 4 fingers): Beryllium copper, heat treateil
Plating(out sleeveJ:
Tin Plating: B0u"Nj, 200u"Sn
Gold Plating: B0u"Ni, 0.8u"Au I .'

Plating(coritactJ: 80u"Ni,,gold or Tin plated I

RoHS Compliant ,
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No. of Pin A B C

6 7.60 7.62 10.

10.1 7.62 10.

10 t2.6 7.62 10.

t4 L7.7 7.62 10.
th 20.3 7.62 1U

1B 22.8 7.62 0

20 25.3 7.62 0

27.4 7.62 0

24 30.4 7.62 0

28 35.5 7.62 0
)tt 25,1 10.16 12.6
22 27.4 10.16 L2.6

24 30.4 10.16 L2.6

28 35.5 10.16 L2.6

24 30.5 t5.24 t/
2A 35.5 t5.24 17.7

32 40.6 15.24 L7.7

Jb 45.7 t5.24
40 50.8 15.24 L7

42 53.3 15.24 17.7

48 60.9 15.24 77.7
50 63.5 15.24 t7.7
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TITLE: 
Machine pin IC socket 2.54mm

.x +0.25

.xx r0.20 DESCRIPTION


