MOTM& FF-N20VA-08260

ELEKTROGERAETE GMBH

VOLTAGE NO LOAD AT MAXIMUM EFFICIENCY STARTING

Operating Output
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UNIT: MILLIMETERS

/ISO M1. 4X0. 3 TAPPED HOLE
5 PLACES e SHAFT LENGTH 19.6
Usable machine screw length 1.2 max.

form motor mounting surface.

Irrtum und Druckfehler vorbehalten / Errors and Omissions excepted
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