
542

www.roadinger.de

wheels

Delivery, technical changes, errors and omissions exempted. Please take notice of the user manuals and latest information which can be downloaded from our site. All pictures are similar and partially symbolic.

Equipment Cases
ROADINGER Plastic rack KR-19, DD, black No. 30106020....................................................................................2 U

No. 30106024....................................................................................4 U
No. 30106028....................................................................................6 U
No. 30106032....................................................................................8 U
No. 30106036..................................................................................10 U

Professional hard-sided flightcase for 483 mm units (19")

•	 Rugged and low-weight construction for effectors and controllers (max. 
weight 10 kg)

•	 Black scratchproof and shockproof ABS housing 
•	 2 removable covers (double-door version)
•	 Built-in rack rails (two-sided, looped)
•	 2 slide bars (top)
•	 Stackable

Technical specifications:
Device: 30106020 30106024 30106028 30106032 30106036 30106040

Maximum load: 10 kg 10 kg 10 kg 10 kg 10 kg 10 kg

Strength: 1.5 mm 1.5 mm 1.5 mm 1.5 mm 1.5 mm 1.5 mm

Outside dimensions (WxDxH): approx. 145 x 545 x 570 mm approx. 235 x 545 x 570 mm approx. 340 x 535 x 570 mm approx. 425 x 535 x 570 mm approx. 550 x 570 x 520 mm approx. 590 x 535 x 570 mm

Interior dimensions:

Mounting width: 483 mm (19") 483 mm (19") 483 mm (19") 483 mm (19") 483 mm (19") 483 mm (19")

Mounting height: approx. 90 mm (2 U) approx. 190 mm (4 U) approx. 300 mm (6 U) approx. 370 mm (8 U) approx. 450 mm (10U) approx. 370 mm (12U)

Mounting depth: approx. 540 mm approx. 540 mm approx. 540 mm approx. 540 mm approx. 540 mm approx. 540 mm

Effective mounting depth: approx. 420 mm approx. 420 mm approx. 420 mm approx. 420 mm approx. 420 mm approx. 420 mm

Weight: approx. 4 kg approx. 5 kg approx. 6 kg approx. 7 kg approx. 8 kg approx. 8 kg

Technical specifications:
Device: 3011000Q 3011000R 3011000T 3011000U

Maximum load: 35 kg 50 kg 100 kg 100 kg

Strength: 9.5 mm 9.5 mm 9.5 mm 9.5 mm

Outside dimensions (WxDxH): 550 x 720 x 405 mm 540 x 720 x 715 mm 540 x 720 x 890 mm 540 x 720 x 990 mm

Inside dimensions:

Mounting width: 483 mm (19") 483 mm (19") 483 mm (19") 483 mm (19")

Mounting height: 280 mm 450 mm 630 mm 730 mm

Mounting depth: 530 mm 530 mm 530 mm 530 mm

Weight: 20 kg 30 kg 36 kg 38 kg

ROADINGER Plastic rack 19, 7U, DD/trolley, black

No. 30106060

Professional hard-sided flightcase for 483 mm units (19")

•	 Rugged and low-weight construction for effectors and controllers with 7 U 
(max. weight 25 kg)

•	 Black scratchproof and shockproof ABS housing
•	 2 removable covers (double-door version)
•	 Built-in rack rails (two-sided, looped)
•	 Extendable trolley
•	 Castors
•	 2 slide bars (top)
•	 Stackable

Technical specifications:
Maximum load:	 25 kg

Strength:	 2 mm

Outside dimensions (LxWxH):	 560 x 570 x 430 mm

Interior dimensions:

Mounting width:	 483 mm (19")

Mounting height:	 315 mm (7 U)

Mounting depth:	 420 mm

Weight:	 9.3 kg 

ROADINGER Special combo Case U No. 3011000Q.....................................................................................4U
No. 3011000R.....................................................................................8U
No. 3011000T..................................................................................12 U
No. 3011000U..................................................................................14 U

Professional flightcase with castors

•	 Professional solution for a complete DJ setput
•	 Top part with upward tilted profile rails with 10 U 
•	 Bottom part with 4/ 8/12/14 U mounting facility 
•	 Removable top cover
•	 Removable front and rear cover
•	 Rear service door with cutout for cable inlet
•	 Aluminum profile frames (30 mm) with rounded edges
•	 Three-leg, large steel ball corners
•	 Incl. wheel board (15 mm) with 4 castors, 2 of which have brakes
•	 4 rugged, hinged case handles
•	 2 spring locks
•	 Chromium-plated corners, handles and butterfly locks

http://www.steinigke.de/en/mpn30106020.html
http://www.steinigke.de/en/mpn30106024.html
http://www.steinigke.de/en/mpn30106028.html
http://www.steinigke.de/en/mpn30106032.html
http://www.steinigke.de/en/mpn30106036.html
http://www.steinigke.de/en/mpn30106060.html
http://www.steinigke.de/en/mpn3011000Q.html
http://www.steinigke.de/en/mpn3011000R.html
http://www.steinigke.de/en/mpn3011000T.html
http://www.steinigke.de/en/mpn3011000U.html

