oA Electronic SE

AL-60SPO5HT (conrad-nr. 541347)

SPECIFICATIONS:

EKULIT

TYPE UNIT AL-60SPO5SHT
e Min. Sound Output at 10cm dB 92-96
Rated Voltage VbC 5
Operating Voltage VbcC 4~7
Resonant Frequency Hz 2.300+300
e Max. Current Consumption mA 35
Operating Temperature °C -30~+70
Storage Temperature °C -40~+80
Specia Reflow soldering!
Case PPS black
Weight g 2
« Value applying at rated voltage
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