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Features 
 
 2 Connecting nipples R1 external thread (1) 
 Bleeder screw (2) 
 Brass female thread (3) 
 Sturdy and transparent filter housing (4) 

 

Technical data 
 
 Flow rate max.: 4,300 l/h 
 Working pressure max.: 5.5 bar (0,55 MPa) 
 Pressure and suction connection: R1 IG 
 Water temperature:  35°C 
 Mesh size: 0.2 mm  
 Product weight:  0.95 kg 

 
Logistic data 
 
 Net weight: 0.95 kg 
 Gross weight: 1.2 kg 
 Packing dimensions: 150 x 130 x 295 mm 
 EAN-Code: 4006825 549195  
 Sales unit: 6 pcs 

 

 

 
 Pre-filter 25 cm 

 
 

Art.-No. 41.738.51 
 

Robust pre-filter protects water works, garden pumps and automatic water works from contaminations. The washable 
fine filter is easily changeable. The pre-filter may not be installed into public water network. 

1 

2 

3 

4 


