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Patch panel, SCRJ, DIN rail mounting, IP20, 1 slot, socket/socket, can be used for glass, multi-mode,
HCS, and polymer fibers

 

Key commercial data
package_quantity 1

GTIN 4046356149167

Technical data

Mechanical characteristics
Number of positions 2

Number of slots 1

Connection profile SCRJ according to DIN EN 50377-6-1

Fiber type GOF, HCS, POF

Ferrule diameter 2.50 mm

Insertion/withdrawal cycles ≥ 500

External cable diameter 4.5 mm ... 8 mm

Color gray

Ambient conditions
Ambient temperature (operation) -10 °C ... 60 °C

Degree of protection IP20

Material data
Inflammability class according to UL 94 V0

Housing material PC-GF

Ferrule material Zirconia ceramics

Ferrule holder color White

Electrical characteristics
Number of positions 2

classifications

eCl@ss
eCl@ss 4.0 272607XX

eCl@ss 4.1 27260701
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classifications

eCl@ss
eCl@ss 5.0 19030109

eCl@ss 5.1 19030109

eCl@ss 6.0 19170107

eCl@ss 7.0 19170112

eCl@ss 8.0 19170112

ETIM
ETIM 3.0 EC001128

ETIM 4.0 EC001128

ETIM 5.0 EC001128

UNSPSC
UNSPSC 6.01 31261501

UNSPSC 7.0901 31261501

UNSPSC 11 31261501

UNSPSC 12.01 31261501

UNSPSC 13.2 31261501

Drawings

Dimensioned drawing

SCRJ patch panel
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