TEC-LINE

RAL9016 + Dark Grey + Dark Grey + Dark Grey +
Cyan Glass Black Glass Brushed Stainless Steel ~ Mirror Stainless Steel



TEC-LINE

EFV100A/B
1 Gang 2 Way Switch

- Screwless connection, 250V~, T0AX

EFV100B/B Intermediate Switch
EFV100W/B 2 Pole Switch
_EFV100D/B Bell Switch
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EFV100AL/B
1 Gang 2 Way Switch with Light

- Screwless connection, 250V~, 10AX

EFV100WL/B 2 Pole Switch with Light
EFV100DL/B Bell Switch with Light
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EFV200/B
2 Gang 1 Way Switch

- Screwless connection, 250V~, 10AX

EFV200A/B
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EFV200B/B
Roller Blind Shutter Switch
- Screwless connection, 250V~, 10AX
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2 Gang 2 Way Switch
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EFV300G/B
Schuko Socket

- 2P4T, Screwless connection, children protector, 250V~, 16A

EFV300G/1/B Screw-type Connection

EFV302G/B
Double Schuko Socket
- 2P+T, Screw-type connection, children protector, 250V~, 16A
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EFV700DB/B

Dimmer Switch

-1 gang 2 way push switch

- For incandescent lamp & high voltage halogen lamp
- Dimming memory

- 230V~ 50Hz, 50-300W

EFV700DC/B

Dimmer Switch

- 1 gang 2 way push switch

- For incandescent lamp, high voltage halogen lamp &
low voltage halogan lamp with electronic transformer

- Dimming memory

- 230V~ 50Hz, 20-300W

EFV700DD/B

Dimmer Switch

-1 gang 1 way press switch

- For incandescent lamp, high voltage halogen lamp
- Dimming memory

- Press switch for power on/off

- Press and hold switch for dimming

- 230V~ 50Hz, 40-300W
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EFV701PIR/B

PIR Sensor Switch

- Controlled by relay

- Detection area: 120°, Max, 12 meters forward

- Duration time: 5~15 seconds to 8~12 minutes

- Lux level adjustable

- 230V~50Hz, Max. 500W incandescent lamp,
and Max. 150W flourescent lamp

EFV701PIRA/B 2-wire PIR Sensor Switch
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EFV700USB/B EFV800ISDN-CV/B
2 USB Sockets ISDN Socket Cover
- Input voltage: 100-240V~, 50/60Hz
- Output voltage: 5V+0.25VDC
- USB Qutput current: Max. 2000mA of 2 USB outlets F
- Blue indicator show power ON/OFF status 78 c E
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® German Telephone Socket Cover
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