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Material: Self-extinguishing Thermoplastic Polyester, color black
Temperature Range: -40°c to +180°c Tolerance
Contacts: 302 Stainless Steel Spring Temper, Nickel Plated (Inches)
Flammability Rating: UL 94V-0
Dielectric Strength: 560 Volts/Mil. at 25°C for 5 Sec. Decimal Scole | Drawn By BS
Resistance to Solvents: Xylene, ethyl, butyl, methyl & toluene y o
Weight: 19.55g. 15 (0200 Approved By T.B
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