1500 Rocker Switches-Single Pole isazsovac
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16{4)A 250Vac T125 Inrush 36A to EN61058-1
For applications requiring 50,000 operations refer to page 20 {1300 serles)

Bxampies of il 10 fyre product numbers gppear under
the photograpis oproste. To ordar other varianis use this
cherl for the first 7 oills, then specify priry, colous, efc.
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UL CSA 16A 250Vac

UL CSA {2 position) 250Vac 1hp, 125Vac %hp

UL CSA (3 position) 250Vac %hp, 125Vac %hp

3mm contact gap except where shown (1.
Suitable (ar class Il epplances.

Indleators avaliable with rad, amber, green or cear fenses (Specly 110V ar 230V).
On Off Switches are On whan pressed over terminal 1.

4 = Automatically assembled.
Additional technical data for this product range will be found an page 2.
For high in-rush varsions {1300 Series) see pages 20 and 21.

P AARN

UL file no. E45221

TERMINAL FUNCTION ROCKER BODY  PANT, COLOLR, ETC

SWITCH FUNCTION CODE
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vary with function N
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DIMENSIONS
2.0 M For snap-in fixing, panal holes must be punched
=76 in the sams direction as the unkt is to be fitted.
AN Panel thicknass between 0.75 and 2.5mm.
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Molature resistant swilches

Certain swiiches can be assembled with

an intemal barrier for improved resislance

against the ingress of water or dust.

Applications should be discussed with Arcolactrc.

Moisture resistant covers (iP65)

Snaponto A, L, Q@ and T bodes.

Add G afler body code in calalogue number.

{not suitable for momentary types.)

A pane! seaing washer WA s avallable.

Fitting thesa items reduces panel thickness ranga.
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