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PHAP33 series
Tact switches

Distinctive features and specifications

C

Current/voltage rating
Contact resistance

50mA 12VDC
100 mΩ max.

Insulation resistance 100 MΩ min.
Dielectric strength 250 VAC min. (1 minute)
Electrical life (cycles) 70.000 75.000

Operating force 1,6N ± 0,5N 1,6N +0,5/-0,3N 1,8N ± 0,5N 1,6N ± 0,5N 2N ± 0,3N 1,6N ± 0,5N

Travel 0,20/ 0,25 mm
Operating temperature -20°C to +70°C

-30°C to +80°C
10-500 Hz / 10 g

Wave soldering 255°C for 5 seconds max.

0,25 mm 0,25 mm 0,25 mm 0,50 mm 0,30 mm

Storage temperature
Vibrations

IR reflow soldering 240°C for 20 seconds max. -

Manual soldering 300°C for 3 seconds max.

30.000 100.000 100.000 100.000
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PHAP3320
PHAP3321

Models

Performances

Dimensions : First dimensions are in mm while inches are shown as bracketted numbers.

Packaging unit : 1.000 pieces and multiples, except for tape and reel packaging (see following pages).

❑❑    Wide range of case formats

❑❑    SMT and through-hole models

❑❑    Normally closed models available
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PHAP33 series
Through-hole tact switches
12 x 12 mm case

C

Straight terminals - short actuator

• 4,3 to 12 mm button height from PCB 
• Excellent tactile feedback (snap-dome)
• Crimped terminals for direct mounting onto PCB
• Moulded-in terminals for wave soldering
• Caps for model PHAP3321 :
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Model No Dim. «L»
PHAP3320 4,3 mm
PHAP3320A 7,5 mm

Straight terminals - long keyed actuator
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Model No
PHAP3320B

Straight terminals - square actuator
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Model No
PHAP3321
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U5540   square U5550   round

Operating force : 1,6N ± 0,5N - Travel : 0,30 mm

Operating force : 1,6N ± 0,5N - Travel : 0,30 mm

Operating force : 1,6N ± 0,5N - Travel : 0,30 mm

Cap colours : 1 : blue - 2 : black - 3 : green
5 : yellow - 6 : red - 7 : ivory




