
ANTI-VANDAL PUSHBUTTONS

PUSH BUTTON SWITCH

PUSH BUTTON SWITCH

Φ19mm diameter

2A/48VDC

1NO

The Front Shape:Domed

The crust material:Stainless Steel/

Brass(Nikel Plated,Gold Plated)

IP Degree:IP65

Φ19mm diameter

2A/48VDC

1NO

The Front Shape:F lat Round

The crust material:Stainless Steel/

Brass(Nikel Plated,Gold Plated)

IP Degree:IP65

10 Max.

26.2Max.3.6

26.2Max.2

10 Max.

Distributed by Conrad Electronic SE  •  Klaus-Conrad-Str. 1  •  D-92240 Hirschau

Datasheet
V1_0617_01_enItem no. 701262/701261/ 701263/ 701269/ 701268 & 1564914/ 701270/ 

701285/ 701284/ 701286

701262 : Push Button Switch, 19mm, Spheroid head, Gold plated

701261 : Push Button Switch, 19mm, Spheroid Head, Nickel plated

701263 : Push Button Switch, 19mm, Spheroid Head, Stainless Steel

701269 : Push Button Switch, 19mm, Flat head, gold plated

701270 : Push Button Switch, 19mm, Flat head, Stainless Steel

701268 &1564914 : Push Button Switch, 19mm, Flat head, Nickel Plated



IP Degree

Button

Body

Base

Termina l Type

The Front Shape

Switching

Max.Swi tch Rating

Contact Resistance

Insulation Resistance

Dielectric Strengh

Operation Temp.

Mechanical Life

Electrica l Life

Contact Material

Panel Th ickness

Torque

Operation Temp.

Item no. 

701269 Gold Plated/
701268 & 1564914 Nickel Plated/ 
701270 Stainless Steel

Screw Terminals

No.1

2A/48VDC

≤50mΩ

≥1000MΩ

2000VAC

-20℃ ~ +7 0℃

1,000,000cycles

Silver Alloy

5～14Nm

5.5N

IP65

Stain less S teel /Brass(N ikel Plated, Gold Plat ed)

Stain less S teel /Brass(N ikel Plated, Gold Plat ed)

PBT

1～8mm

701262 Gold Plated/ 
701261 Nickel Plated/ 
701263 Stainless Steel

Screw Terminals

Domed Flat Round High Round

No.1

2A/48VDC

≤50mΩ

≥1000MΩ

2000VAC

-2 0℃ ~ +70℃

1,000,000cycles

200,000cycles

Silver Alloy

5～14Nm

5.5N

IP65

Stainless Stee l/Brass(Nikel Plated,Gold Plate d)

Stainless Stee l/Brass(Nikel Plated,Gold Plate d)

PBT

1～8mm

701285 Gold Plated/ 
701284 Nickel Plated/ 
701286 Stainless Steel

Screw Termina ls

No.1

2A/48VDC

≤50mΩ

≥1000MΩ

2000VAC

- 20℃ ~ + 70℃

1,000,000cycles

Si lver Al loy

5～14Nm

5.5N

IP65

St ainless Stee l /Brass(Nikel Plat ed,Go ld Plate d)

St ainless Stee l /Brass(Nikel Plat ed,Go ld Plate d)

PBT

1～8mm

RoHS

Introduction of product model refer to P1

200,000cycles 200,000cycles

Distributed by Conrad Electronic SE  •  Klaus-Conrad-Str. 1  •  D-92240 Hirschau

Datasheet
V1_0617_01_enItem no. 701262/701261/ 701263/ 701269/ 701268 & 1564914/ 701270/ 

701285/ 701284/ 701286

PUSH BUTTON SWITCH

Φ19mm diameter

2A/48VDC

1NO

The Front Shape:High Round

The crust material:Stainless Steel/

Brass(Nikel Plated, Gold Plated)

IP Degree:IP65
26.2Max.3.6

10 Max.

701285 : Push Button Switch, 19mm, High Flat head, gold plated

701284 : Push Button Switch, 19mm, High flat head, nickel plated

701286 : Push Button Switch, 19mm, High Flat Head, Stainless Steel

Yes Yes Yes

ANTI-VANDAL PUSHBUTTONS
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