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UL/CSA:
Suitable for use as Motor Branch
Circuit Disconnector means.
Short Circuit Withstand
10 kA RMS SYM 600 V AC
Max Fuse T0…– 20 A Class J

T3…– 40 A Class J
Standard Short Circuit
5 kA RMS SYM 600 V AC
Max Fuse T0…– 50 A

T3…– 80 A
Max Cir. Bkr. T0…– 50 A

T3…– 125 A
Switch or enclosure must be
padlockable if used as a
Motor Branch Circuit Disconnector
means.
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