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Terminal DescriptionSwitching Operation

Lamp Ratings

AC/DC6V AC/DC12V

AC/DC24V

AC/DC110V

AC/DC220VAC/DC36V

R
a b

1272988
1 2 7 2 9 8 9

1272990
1272992
1272993
1272995

Za

1,2,3,4 are one set;1,2 are normal closed(NC);3,4 are normal opened(NO). 
The  standard  LED  terminals have no difference of anode and cathode. 
The lamp  and switch are relatively independent and  can use switch or 
peripheral circuit  to control the lamp state.

Lamp Type

Rated Voltage

LED Color

Life

Rated Current

LED lamp(AC/DC)

40000 hours(Reference)

About 15mA About 3mA

Lamp

Circuit

Diagram
Using AC/DC LED lamp, the terminals have
no difference of anode and cathode:
Using inner resistance, do not need connect
outer resistance.

Note: DC LED and other voltage can be made to order.

Type

1 2

3 4

1 2

3 4

Diagram

Sign

Explanation
Using four terminals, double-break 
and  fast-motion changeover contact 
(except 1272988/1272989-WE)
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Installation Effect

Selector Key Lock

Emergency
Stop

Flat Round

Flat Round

701844  701856 701830  
704467 704315  704331
704395  704409 701906  
701918  701930 704347
704364  704364 704380  
704424  704438  704452
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Metal selector switch

Metal keylock switch

8.6

18

1250

8 Max.

Top View Terminal
Arrangement

502

8 Max.

18
12

Top View Terminal
Arrangement

18

12

25 41

6 Max.

Top View Terminal
Arrangement

Φ19mm Diameter
Combined Structure
SwitchRating: 5A/250VAC 
Contact Configuration:1NO1NC/ 
2NO2NC/3NO3NC
Operation Position: Two Position
/Three Position
OperationType: Maintain/
Half Return/Return
TheCrust Material: Stainless Steel 
IP Degree: Ip40, IK02

Φ19mm Diameter
Combined Structure
SwitchRating: 5A/250VAC 
Contact Configuration:1NO1NC/ 
2NO2NC/3NO3NC
Operation Position: TwoPosition/
ThreePosition
Operation Type: Maintain/
Half Return/Return
The Crust Material: Stainless Steel 
IPDegree: IP40, IK02

Φ19mmDiameter
Combined Structure
Switch Rating:5A/250VAC
Contact Configuration:1NO1NC/
2NO2NC/3NO3NC
Operation Type:Push-lockTurn-reset
The Crust Material:StainlessSteel
IPDegree:IP65,IK09
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704315 : Metal selector switch, Two position maintain, 250V,5A Ф19mm,stainless steel crust

704331 : Metal selector switch, Two position return, 250V,5A  Ф19mm,stainless steel crust

704347 : Metal selector switch, Three position maintain, 250V,5A  Ф19mm,stainless steel crust

704364 : Metal selector switch, Three position half return, 250V,5A  Ф19mm,stainless steel crust

704380 : Metal selector switch, Three position return, 250V,5A  Ф19mm,stainless steel crust

Metal emergency stop switch

704467 : Metal Emergency button stop switch, 250V,5A  Ф19mm,Aluminum crust

704395 : Key lock switch, Two position maintain, 250V,5A  Ф19mm,stainless steel crust 

704409 : Key lock switch, Two position return, 250V,5A  Ф19mm,stainless steel crust 

704424 : Key lock switch, Three position maintain, 250V,5A  Ф19mm,stainless steel crust 

704438 : Key lock switch, Three position half return, 250V,5A  Ф19mm,stainless steel crust 

704452 :  Key lock switch, Three position return, 250V,5A  Ф19mm,stainless steel crust
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704315 704331704347 

704364 704364 704380 

7 0 4 3 9 5  7 0 4 4 0 9 7 0 4 4 2 4  

7 0 4 4 3 8  7 0 4 4 5 2  
704467

IP Degree

Terminal Type

The Front Shape

Switching

Max. Switch Rating

Contact Resistance

Insulation Resistance

Dielectric Intensi ty

Operating Temp

Mechanica l Life

Electrical L ife

Panel Thickness

Torque

Operation Pressure

Item no.

Operation Travel

Mater ial

Button

Body

Base

Contact

IP40,IK02

Stainless Steel

Stainless Steel

PA

Yes

Pin Terminal(2.8×0.5mm)

Selector

Za(double-break fast-motion changeover contact)

Ith:5A U i:250VAC

≤50mΩ

≥1000MΩ

2000VAC

-20℃ ~ +55℃

500,000 cycles

50,000 cycles

Silver Alloy

5～14Nm

——

1～8mm

——

Za(double-break fast-motion changeover contact) Za(double-break fast-motion changeover contact)

IP4 ,0 IK02

Stainless Steel

Stainless Steel

PA

Yes

500,000 cycles

Pin Terminal (2.8×0.5mm)

Ith:5A Ui:250VAC

≤50mΩ

≥1000MΩ

2000VAC

-20℃ ~ +55℃

Silver Alloy

5～14Nm

1～8mm

Key Lock

50,000 cycles

——

——

IP65,IK09

Aluminum Alloy

Aluminum Alloy

PA

Yes

Mushroom

Pin Terminal(2.8×0.5mm)

Ith:5A Ui:250VAC

≤50mΩ

≥1000MΩ

2000VAC

-20℃ ~ +55℃

200,000 cycles

Silver Allo y

5～14Nm

1～6mm

50,000 cycles

About 3mm

5.8~8.3N
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