
Technical datasheet: KP50170SP1-5807 
 

Specifications: 
Operating Temperature            -25ºC to +70ºC 

Storage Temperature -25ºC to +70ºC  

Rated Voltage 2VDC 

Operating Voltage 2VDC to 2.83VDC 

Resonant Frequency 400kHz± 20%kHz 

Min SPL 86dB at 0.8,1,1.2,1.5KHz/ 1W/1M 

Weight 50g 

Case Material/Color                     SPCC 

Buzz and Rattle No audible buzzes 

 
Dimensions: 

 
 
Frequency Response: 

 

 
 


