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Cable gland - VC-K-KV-PG16( 7-10,5) - 1853751
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Pg16 half screw connection, plastic, comprising rubber seal with one hole and a pressure screw, for
type 1 housing, cable: 7 - 10.5 [mm]

 

Key commercial data
package_quantity 5

GTIN 4017918146283

Technical data

Dimensions
Wrench size, union nut 27 mm

External cable diameter 7 mm ... 10.5 mm

Ambient conditions
Degree of protection IP67

Ambient temperature (operation) -20 °C ... 100 °C

General

Note Adapter screw connections are available on request for large cable
dimensions, from Pg16 to Pg21 and from Pg21 to Pg29

Type of the screw connection Half screw connection

Material, pressure screw Polyamide

Seal material TPE

Thread type on seal side Pg16

Tightening torque, union nut 5.00 Nm

classifications

eCl@ss
eCl@ss 4.0 27141209

eCl@ss 4.1 27141209

eCl@ss 5.0 27149109

eCl@ss 5.1 27149109

eCl@ss 6.0 27149109

eCl@ss 7.0 27149109

eCl@ss 8.0 27149109
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classifications

ETIM
ETIM 2.0 EC000441

ETIM 3.0 EC000441

ETIM 4.0 EC000441

ETIM 5.0 EC000441

UNSPSC
UNSPSC 6.01 31261502

UNSPSC 7.0901 31261502

UNSPSC 11 31261502

UNSPSC 12.01 31261502

UNSPSC 13.2 31261502

approvals

GOST /

Approval details

GOST 

accessories
Half screw connection

VC-K-KV-PG21-O - 1885363

Drawings
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