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Datasheet

Item no. 1231432/ 1231433/ 1231434/ 1231431/ 718779/ 718828/ VI_0717.01_en
718852/ 718926/ 718976/ 718878

COMPONENTS

TRU

® 16mm Diameter .. J0max.

Sound Type: Continuous Buzz(M) / Incontinuous Buzz(JM) 7

Voltage: DC12V / DC24V A\

Rated Current: <30mA oL @ﬂ%

Sound Intensity: =85dB(about 0.1Meter away)/ 8| @ © z

=75dB(about 1Meter away) NA )

Crust Material: Stainless steel(S) IP %

Degree; IP40,1K04 2.5 32.5max Top View

1231432 : ®16mm, Stainless steel crust, Continuous buzzer 12V, Rating voltage/current: 28mA 12VDC
1231433 : ®16mm, Stainless steel crust, Incontinuous buzzer 12V, Rating voltage/current: 28mA 12VDC

®19mm Diameter 10max
Sound Type: Continuous Buzz(M) / Incontinuous Buzz(JM) *%

Voltage: DC12V / DC24V . _
Rated Current <30mA N —@jé [ sokee =
Sound Intensity: =85dB(about 0.1Meter away)/ e ) @ A= Sofod &
=75dB(about 1Meter away) N
Crust Material: Stainless steel(S) IP %u

3.5, 31.5max.
Degree: IP40,IK04 Top View

1231434 : ®19mm, Stainless steel crust, Continuous buzzer 12V, Rating voltage/current: 28mA 12VDC
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Distributed by Conrad Electronic SE ¢ Klaus-Conrad-Str. 1 « D-92240 Hirschau

Item no. 1231432/ 1231433/ 1231434/ 1231431/ 718779/ 718828/ V_0717.01_en

® 19mm Diameter

Sound Type: Flicker Buzzer
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Voltage: DC12V / DC24V

Rated Current: <30mA

Sound Intensity: =85dB(about 0.1Meter away)/
=75dB(about 1Meter away

Crust Material: Stainless steel(S)

|P Degree: IP40,IK04

® 19mm Diameter
Sound Type : Continuous Buzz(M) /
Incontinuous Buzz(JM) /Flicker Buzzer(SM)
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Sound Intensity: =85dB(about 0.1Meter away)/ A

=75dB(about 1Meter away) 2

Rated Voltage: DC12V /DC24V /A § 1
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Crust Material: Stainless steel(S)
IP Degree: IP40,IK04

718779 : llluminated buzzer, Stainless steel housing, 12V/DC, dia 19mm, red
718828 : llluminated buzzer, Stainless steel housing, 24V/DC, dia 19mm, red
718852 : llluminated buzzer, Stainless steel housing, 24V/DC, dia 19mm, blue
718926 : llluminated buzzer, black housing, 12V/DC, dia 19mm, red

718976 : llluminated buzzer, black housing, 24V/DC, dia 19mm, red

718878 : llluminated buzzer, Stainless steel housing, 230VAC/50Hz, dia 19mm, red

Voice Cover = Stainless steel

1231432/ 1231433/ 1231434/

=
1231431/ 718779/ 718828/ § Body  Stainless steel
718852/718926/ 718976/ 718878 v
Base PBT
Panel Thickness 1 ~10mm
Torque 0.8Nm
Terminal Type = Screw Terminal

Top View Terminal
Arrangement
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