
   Technical datasheet 
1．Operating Temperature Range           -40 ～ +85℃ 
2．Storage Temperature Range             -40 ～ +85℃ 
3．Rated Voltage                          12V 
4．Operating  Voltage                     4～16V 
5．Max.Rated Current                      40mA/12V 
6．Resonant Frequency                    2048Hz 
7.  Min SPL                               90dB/12V/2048Hz/10cm, 
8．Coil Resistance                          140Ω±10% 
9．Coil Impedance                          240Ω 
10．Weight                                 2g max 
11．Case Material/Color                     PBT/Black 
 

Dimensions: 

 


