
 
 

Data for ML-3605 
 
 
A)   Static loading  < 500gm 
 
 
B)   Dynamic loading 2.5 kg DC 12V, 5A 
 Duration 104  (100 000) 
 
 
C)   Electrical character (1) Green wire (+12V), Blue wire (GND) – gear 

shaft pull in, red + brown wire conducted. 
 (2) Green wire (GND), Blue wire(+12V) – gear 

shaft pull out. red + white wire conducted 
 
 
D)   Temperature - 30° C   ~   +90° C 
 
 
E)     18mm Hub- Zugweg; 30mm Einbautiefe 
 

 
 
 
 
 
 
 
 


