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FCC STATEMENT

FS

This equipment has been tested and found to comply with the limits for a Class B digital device,
pursuant to part 15 of the FCC Rules. These limits are designed to provide reasonable
protection against harmful interference in a residential installation. This equipment generates,
uses and can radiate radio frequency energy and, if not installed and used in accordance with
the instructions, may cause harmful interference to radio communications. However, there is no
guarantee that interference will not occur in a particular installation. If this equipment does
cause harmful interference to radio or television reception, which can be determined by turning
the equipment off and on, the user is encouraged to try to correct the interference by one or
more of the following measures:

e Reorient or relocate the receiving antenna.

e Increase the separation between the equipment and receiver.

e Connect the equipment into an outlet on a circuit different from that to which the

receiver is connected.

e Consult the dealer or an experienced radio/ TV technician for help.
This device complies with part 15 of the FCC Rules. Operation is subject to the following two
conditions:

1) This device may not cause harmful interference.

2) This device must accept any interference received, including interference that may cause

undesired operation.
Any changes or modifications not expressly approved by the party responsible for compliance
could void the user’s authority to operate the equipment.

Note: The manufacturer is not responsible for any radio or TV interference caused by
unauthorized modifications to this equipment. Such modifications could void the user’s authority
to operate the equipment.

FCC RF Radiation Exposure Statement:

This equipment complies with FCC radiation exposure limits set forth for an uncontrolled
environment. End users must follow the specific operating instructions for satisfying RF
exposure compliance. This transmitter must not be co-located or operating in conjunction with
any other antenna or transmitter. This equipment has been SAR-evaluated for use in hand.
SAR measurements are based on a 5mm spacing from the body and that compliance is

achieved at that distance.



CE Mark Warning

C€15880

This is a class B product. In a domestic environment, this product may cause radio interference,

in which case the user may be required to take adequate measures.

National Restrictions

This device is intended for home and office use in all EU countries (and other countries

following the EU directive 1999/5/EC) without any limitation except for the countries mentioned

below:
Country Restriction Reason/remark
General authorization required for outdoor use and
Bulgaria None
public service
Outdoor use limited to  Military Radiolocation use. Refarming of the 2.4 GHz
10 mW e.ir.p. within band has been ongoing in recent years to allow current
France
the band 2454-2483.5 relaxed regulation. Full implementation planned 2012
MHz
If used outside of own premises, general authorization is
Italy None
required
General authorization required for network and service
Luxembourg None
supply(not for spectrum)
This subsection does not apply for the geographical area
Norway Implemented
within a radius of 20 km from the centre of Ny-Alesund
Russian Federation None Only for indoor applications

Note: Please don'’t use the product outdoors in France.

Industry Canada Statement:
This device complies with RSS-210 of the Industry Canada Rules. Operation is subject to the

following two conditions:
(1)This device may not cause harmful interference, and

(2)This device must accept any interference received, including interference that may cause

undesired operation.



IMPORTANT NOTE:
Radiation Exposure Statement:

This equipment complies with Canada radiation exposure limits set forth for an uncontrolled
environment. This equipment should be installed and operated with minimum distance 20cm

between the radiator & your body.

Ce dispositif est conforme a la norme CNR-210 d’Industrie Canada applicable aux appareils
radio exempts de licence. Son fonctionnement est sujet aux deux conditions suivantes:

(1) Le dispositif ne doit pas produire de brouillage préjudiciable, et

(2) Ce dispositif doit accepter tout brouillage regu,y compris un brouillage susceptible de
provoquer un fonctionnement indésirable.

NOTE IMPORTANTE:

Déclaration d’exposition aux radiations:

Cet équipement est conforme aux limites d’exposition aux rayonnements IC établies pour un
environnement non controlé. Cet équipement doit étre installé et utilisé avec un minimum de 20

cm de distance entre la source de rayonnement et votre corps.

Korea Warning Statements:
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NCC Notice:
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MpoaykT cepTndikoBaHo 3rigHo ¢ npasunamm cuctemmn YkpCENPO Ha BignosigHicTb BUMOram
HOPMATUBHMUX OOKYMEHTIB Ta BMMOram, Lo nepeabayveHi YMHHMMKU 3aKOHOO4ABYMMMK aKTamm

YkpaiHu.



Tp-LINK TP-LINK TECHNOLOGIES CO., LTD

DECLARATION OF CONFORMITY

For the following equipment:
Product Description: 150Mbps Wireless N Nano USB Adapter
Model No.: TL-WN725N

Trademark: TP-LINK

We declare under our own responsibility that the above products satisfy all the technical
regulations applicable to the product within the scope of Council Directives:

Directives 1999/5/EC

The above product is in conformity with the following standards or other normative documents:
ETSI EN 300 328 V1.7.1: 2006

ETSI EN 301 489-1 V1.8.1:2008 & ETSI EN 301 489-17 V1.3.2:2008

EN60950-1:2006+A11: 2009+A1:2010+A12:2011

EN62311:2008

Recommendation 1999/519/EC

Person is responsible for marking this declaration:

/]
e

Yang Hongliang
Product Manager of International Business

Date of issue: 2012

TP-LINK TECHNOLOGIES CO., LTD.

Building 24 (floors 1, 3, 4, 5), and 28 (floors 1-4) Central Science and Technology Park,
Shennan Rd, Nanshan, Shenzhen, China
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Package Contents

Please verify that all the package contents below are available.

One TL-WN725N 150Mbps Wireless N Nano USB Adapter
Quick Installation Guide

One resource CD for TL-WN725N, including:

e  TP-LINK Wireless Configuration Utility (TWCU) and Drivers
e User Guide

e  Other helpful information

Make sure that the above items are contained in the package. If any of the above items are
damaged or missing, please contact your distributor.

& Note:
The ‘adapter’ mentioned in this User Guide stands for TL-WN725N 150Mbps Wireless N Nano
USB Adapter without any explanations.
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Chapter 1 Product Overview

1.1 Introduction

The adapter is a 802.11n client device designed to deliver a high-speed and unrivaled wireless
performance for your desktop. With a faster wireless connection, you can get a better Internet

experience, such as downloading, gaming, video streaming.

With the 802.11n technology, the TL-WN725N’s auto-sensing capability allows high packet
transfer rate of up to 150Mbps for maximum throughput. It has good capability on anti-jamming,
and it can also interoperate with other wireless (802.11b/g) products. The adapter supports WEP,
WPA and WPAZ2 encryption to prevent outside intrusion and protect your personal information
from being exposed.

The adapter is easy to install and manage with the Quick Setup Wizard guiding you step-by-step
through the installation process and the TP-LINK Wireless Configuration Utility instructing you to

quickly set up a wireless connection.

With unmatched wireless performance, reception, and security protection, the TL-WN725N is the
best choice for easily adding or upgrading wireless connectivity to your desktop.

1.2 Features

» Complies with IEEE 802.11n, IEEE 802.11g, IEEE 802.11b standards

»  Supports WPA/WPA2, WPA/WPA2-PSK, WEP data security, TKIP/AES encryption

» Supports high rate of up to 150Mbps for maximum throughput, supports automatically
adjust to lower speeds due to distance or other operating limitations

Provides USB 2.0 interface

Supports Ad Hoc and Infrastructure modes

Good capability on anti-jamming

Supports roaming between access points when configured under Infrastructure mode
Easy to configure and provides monitoring information

Supports Windows XP, Windows Vista and Windows 7

YV V.V V V VY
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1.3 Hardware Overview

LED status:

Status Working Status

The driver has not been installed;
Off

The adapter's radio has been disabled.

The driver has been installed but no data is being transmitted or

Flashing Slowly received

Flashing Quickly Data is being transmitted or received.
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Chapter 2 Installation

2.1 Hardware Installation

Plug the Adapter directly to the USB port on your computer.

A

o

——F
——2F |

&~ Note:

When the hardware has been successfully installed on your computer, you will be prompted
'Found New Hardware Wizard' (as shown in Figure 2-1 and Figure 2-2); please click Cancel,

and then follow the Software Installation steps to install driver and utility for your adapter.

Found New Hardware Wizard

Welcome to the Hardware Update
Wizard

Windaws will search for current and updated softwares by
looking on your cormputer, on the hardware installation CO, or on
te Wwieh site [with pyaur permis zion).

i

Canwindows connect to 'Windows Update to search for
zoftware?

() Yes, this time anly
() Yes. now and gvery time | connect a device
(73 Mo, nat this time

Click MWext to continue,

Cancel

Figure 2-1 Found New Hardware Wizard in Windows XP
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| Found New Hardware @

Windows needs to install driver software for your Ethernet

Controller

¥ Locate and install driver software (recommended)

Windows will guide you through the process of installing driver software
for your device.

2 Ask me again later

Windows will ask again the next time you plug in your device or log on.

¥ Don't show this message again for this device
Your device will not function until you install driver software.

Cancel

Figure 2-2 Found New Hardware Wizard in Windows Vista

2.2 Software Installation

The adapter’'s Setup Wizard will guide you through the installation procedures for Windows 7,
Windows Vista, and Windows XP. The procedures in different systems are quite similar,

therefore here takes the procedures in Windows 7 for example.

1. Insert the Resource CD into your CD-ROM drive and then select model TL-WN725N on
the window that pops up (as shown in the below Figure 2-3). There will be a menu including:
Install Driver&UTtility and User Guide. Click Install Driver&Utility to begin.

Tp-L|NK S Setup lea )

The Reliable Choice Wireless N Product
V1o

Install DrivergUtility
User Guide

Note: Please select the model of your router first. Easy Setup Assistant will guide you to set up your new router through a few

Browse CD EXIT

Figure 2-3
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2. You will be prompted to choose a setup language from a drop-down list of 14 ones; then

click OK to proceed. As follows we take English setup for example.

Choose Setup Language @

@ Select the language For the installation fromm
5 o1 the choices below.

-

| English |

[ (] ] | Cancel |

Figure 2-4
3. The InstallShield Wizard window will appear. Click Next to continue.

-

TP-LINK Wireless Cenfiguration Utility and Driver - InstallShield Wizard [e23w)

Welcome to the InstallShield Wizard for
TP-LIMK. Wireless Configuration Utility and
Driver

The InztallShield “Wizard will ingtall TP-LIME Wireless
Configuration Litility and Driver on pour computer. To
continue, click Mext.

¢ Back [ P et > ]| Cancel

Figure 2-5
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4. Choose a setup type. It is recommended to select Install TP-LINK Wireless

Configuration Utility and Driver. Selecting Install Driver Only will only install driver.
Click Next to continue.

-

TP-LINK Wireless Cenfiguration Utility and Driver - InstallShield Wizard [e23w)
Setup Type

Select the zetup type that best zuitz pour needs.

Click the twpe of setup pou prefer.

Inztall Driver Onl Descriptian
Inztall TP-LIME, “firel nfiguration Ukility and Driver

Choose this option ta ingtall
TPR-LIME. wWirelezz Configuration
Ltility and driver. This iz the
recommended option.

| < Back |[ P et > ]| Cancel

Figure 2-6
5. Click Change... to specify the destination location for the software or you can leave it
default. Click Next in the screen below to continue.

TP-LIMK Wireless Configuration Utility and Driver - InstallShield Wizard

-

Select the folder where zetup will install files.
Ingtall TR-LIME, Wirelezs Configuration Utiity and Driver boo
\ C:hC ATP-LINE Wireless Configuration Utilit Change...

| ¢ Back " P et > ]| Cancel

Figure 2-7
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6. Click Install to continue the setup.

-

TP-LINK Wireless Cenfiguration Utility and Driver - InstallShield Wizard [e23w)

Ready to Inztall the Program
The wizard iz ready to begin installation.

Click Install ta begin the installation.

If waw warnt ba review ar change any of your installabion settings, click Back. Click Cancel to exit
the wizard.

| < Back |[ Inigtall ]| Cancel

Figure 2-8

7. The utility and drivers will install. This may take 1~2 minutes.

TP-LINK Wireless Configuration Utility and Driver - InstallShield Wizard 53w
Setup Status

The Inztallshield wizard iz installing TP-LINE wWirelezs Configuration Utility and Driver

Cancel

Figure 2-9
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8. After all the steps above, you will see the screen below. Click Finish to complete the setup.

9.

TP-LIMK Wireless Configuration Utility and Driver - InstallShield Wizard

Inzstall5hield Wizard Complete

InztallShield(R] ‘wizard hag finizhed Installation. Click Finizh o
exit the wizard,

-

¢ Back Cancel

Figure 2-10

After installation, the utility configuration page will automatically pop up as shown in the

following figure and the icon B wil appear in your system tray. To connect to a network,

please refer to Chapter 3 Connect to a Wireless Network.

TP-LINK

Tha Reliable Choice

= oS
o @ (% = ey
T - kv - .
Status WPS Network Profile Advanced
Metwork Name(SSID) Security Channel Signal -
TP-LINK_7DBCSB MNone 2 (2.4G) lﬂﬁj a
TP-LINK_Metwark1 8 wpa2-PSK 13 (2.4G) ,,,!ﬁ!
]
TP-LINK_130969 None 6 (2.46) ol =
TP-LINK_012345 Maone 10 (2.4G) ,.,-f,':
TP-LINK_130919 Mane 7 (2.4G) ,.,-f,'_: i
TP-LINK_1043C2 B8 wpa/wpPA2-PSK 11 (2.4G) .-.-A'_:
TPLINK_DATA_TRANS 8 wpa-psK 11 (2.4G) .-.-A'.:
ChinaNet-giZZ 8 wea-psk 1(2.46) A
| Rescan
| *
Figure 2-11
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Chapter 3 Connect to a Wireless Network

With both the hardware and software successfully installed into your computer, you can quickly
connect to a wireless network using one of the following methods.

»> Method One: To connect using TWCU (TP-LINK Wireless Configuration Utility)
TL-WN725N uses the TWCU as the management software. The utility provides you an easy
interface to connect to a network and to change any settings related to the wireless adapter.

»> Method Two: To connect using WPS

By this method, you can connect to your network quickly on the condition that your Router or
access point supports WPS or QSS as is called by some other products.

> Method Three: To connect using Windows built-in wireless utility

Windows users may use the built-in wireless utility to connect to a wireless network. For specific

operations, please go to Section 3.3 To connect using Windows built-in wireless utility.

3.1 To connect using TWCU

1. After installation, the utility configuration page will automatically pop up on the screen. If the

utility page does not pop up, you can also launch the utility by double-clicking on the 2

icon on your desktop or the icon Bl in your system tray.

TP-LINK

The Reliable Choice

B o © £
Status WPS Metwork Profile Advanced
Network Mame(SSID) Security Channel Signal =
TP-LINK_7CAS2E MNane 4 (2.4G) o _
TP-LINK_Metwork1 8 wraz-PSK 13 (2.4G) ,.,.Mj
TP-LINK_130969 None 6 (2.4G) M=
TR-LINK_BF134C 8 weapupaz 4 (240G ﬁ-ﬁﬂ
TP-LINK_130915 None 7 (2.4G) ﬂ-ﬂ't B
TP-LINK_1043C2 8 wpa/wpa2- PSK 11 (2.4G) .-rﬂ't
TPLINK_DATA_TRANS 8 wpa-PSK 11 (2.4G) ﬂ-ﬂ':
TP-LINK_D94F73 8 wer 7 (2.4G) ﬂ.ﬁﬁ i
Rescan
Figure 3-1

2. The Network page will display all wireless networks that are available in your area. To
connect to a network, simply highlight the wireless network name (SSID) and click
Connect. If you tick Connect automatically, the adapter will automatically connect to your

target network next time.

10
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TP-LINK
The Reliable Choice
= g & F vy
|——— . _-/’ [ F 4 <08
Status WPS Network Profile Advanced
Network Name(S5ID) Security Channel Signal -~
TP-LIMK_7 CAS2E MNone 4 (2.4G) .-R“! ~
TP-LINK_Metwark1 8 wpa2-PsSK 9 (2.4G) :ﬂﬂ!
Connect automatically Connect i
1
TP-LINK_130969 None 6 (2.4G) ,.HIHJ P
TR-LINK_BF134C 8 wrappsz 4 (240G ,ﬂﬂ!
1
TR-LINK_130919 None 7 (2.4G) ﬁ.;,'_J
TP-LINK_1043C2 B wrA/WPAZ-PSK 11 (2.4G) ,'.p,':
TPLINK_DATA_TRANS 8 wra-PsSK 11 (2.4G) ,'.},': 1
Rescan
| *
Figure 3-2

3. You will be prompted different windows when you choose wireless network of different
security types.

1) Wireless network of WPA/WPA2-PSK
If you selected a wireless network of the security type WPA/WPA2-PSK, you will be
prompted to enter the password in the security key field, as shown in Figure 3-3. Or you
can push the WPS/QSS button on your Router (if it features the WPS/QSS function) to
quickly build a connection without entering the security key (password).

Please input the password:

Security Key: At kAR RS

[T Show characters

You can also connect by pushing
@ (\ the button on the router.
A

Cancel

Figure 3-3
& Note:

The security key (password) can be found on the configuration page of your Router or Access
Point.

2) Wireless network of WPA/WPA2
If you selected a wireless network of the security type WPA/WPAZ2, you will be prompted to

choose a type of authentication, either certificate or password. With Certificate as your

11
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authentication, you need to select one specific certificate from the drop-down list, as shown

in Figure 3-4. With Password as your authentication, you should enter the right user name
and password in the corresponding field, as shown in Figure 3-7.

Authentication: |Cerﬂﬂcate V|

Cerificate: | wifi-user WiFi-Intermediate-Co- 6% |

| Cancel |

Figure 3-4

Authentication: |Passwurd

User Marne: | user

Password: | e

[] show characters

| cancel |

Figure 3-5

3) Wireless network of None
If you selected a wireless network of None (that is, no security is set.), you can get directly
connected to this network without any further configuration.

12
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4. Please wait a few minutes for the connection process.

Connecting to TP-LINK_Networkl...

Figure 3-6
5. You have now successfully connected to your network. Click Close to enjoy the Internet.

Connected to TP-LINK_Metworkl

Figure 3-7
6. To view more information about the network currently connected, click Status in the tools

section and the page will display information such as the network type, channel, rate, etc.

13
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TP-LINK
The Reliable Choice

| : @ = 25

= m 4 L + 5

Status WPS Network Profile Advanced
Profile Name: TP-LINK_Metwork
Network Mame(SSID):  TP-LINK_Metwork
Netwark Type: Infrastructure Rate: 150Mbps
Channel: 9(24G) Encryption Type: AES

AP MAC: 94-0C-6D-2F-3C-BE Wireless Mode:  802.11n
IP Address: 192.168.0.111
Signal Strength: S 96% Excellent

| §
Figure 3-8

3.2 To connect using WPS

WPS (Wi-Fi Protected Setup) function allows you to add a new wireless device to an existing
network quickly.

If your wireless Router supports WPS or QSS (Quick Security Setup), you can establish a
wireless connection between wireless card and Router using either Push Button Configuration

(PBC) method or PIN method. Three WPS connection methods are listed in the following parts.

3.2.1 PBC (Push Button Configuration) method

1. Press the WPS or QSS button on the Router. Here takes Router TL-WR741ND for
example.

14
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2. Open TWCUand click WPS tab. Select Push the button on my access point or wireless

Router and then click Connect.

TP-LINK

The Reliable Choice

B 2 ©

Status WPS Network Profile Advanced

m This application will guide you through cenfiguring your wireless network.

Please choose a method to join a wireless network:

vk

).,
)

LR

P

@ Push the button on my access point or wireless router.
() Enter the PIN of my access point or wireless router.

() Enter the PIN of this device into my access point or wireless router.

Connect

Figure 3-9
3. The adapter will be connecting to the target network.

Configuring the wireless netwark.

Connecting to the network. ..

Figure 3-10

15
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4. When the following window appears, you have successfully connected to the network.

Configuring the wireless network.

(Wes)

Successfully connected to the netwark by wrs |

Figure 3-11

3.2.2 PIN method

There are two ways to configure the WPS by PIN method:
1) Enter the PIN from your Router or AP device.
2) Enter a PIN into your Router or AP device.

Following are the detailed configuration procedures of each way.

3.2.2.1. Enter the PIN from your Router or AP device

1. Open TWCU and click WPS tab. Select Enter the PIN of my access point or wireless
Router. In the empty field beside PIN, enter the PIN labeled on the bottom of the Router
(here takes 13492564 for example). If you have generated a new PIN code for your Router,

please enter the new one instead. Click Connect to continue.

TP-LINK

The Reliable Choice

B s ©

Status WPS Metwork Profile Advanced

¥
D,

F

lﬁ HI This application will guide you through configuring your wireless network.

Please choose a method to join a wireless network:

©) Push the button on my access point or wireless router.

@ Enter the PIN of my access point or wireless router.

PIN: 13492564

() Enter the PIN of this device into my access point or wireless router.

Connect

Figure 3-12

16
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2. The adapter will be connecting to the target network.

Configuring the wireless network.

(Wes)

Searching for an available networl...

I I O N
Current PIN:-13492564

Cancel

Figure 3-13
3. When Figure 3-11 appears, you have successfully connected to the network.

3.2.2.2. Enter a PIN into your AP device

1. Open TWCU and click WPS tab. Select Enter the PIN of this device into my access
point or wireless Router. In the field beside PIN, you will see the PIN value of the adapter

which is randomly generated. Click Connect to continue.

TP-LINK

The Reliable Choice

= 88
. : '= E..\
— g L 4 !

Status WPS Network Profile Advanced

li ”I This application will guide you through configuring your wireless network.

Please choose a method to join a wireless network:

2 Push the button on my access point or wireless router.

() Enter the PIN of my access point or wireless router.

(®iEnter the PIN of this device into my access point or wireless router

PIN: | )

Connect

Figure 3-14
2. Open your Router's Web-based Utility and click WPS link on the left of the main menu.
Then click Add device and the following figure will appear. Enter the PIN value of the
adapter in the empty field beside PIN and then click Connect.

17
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) Enter the new device's PIM.
PIN: |19342306

O Press the button of the new device in two minutes.

[ Back ” Connect__ |

Figure 3-15
3. When Connect successfully appears on the screen (as shown in Figure 3-16), the WPS

configuration is complete. Or you can view the adapter’s utility page to see whether the

connection has been successful (as shown in Figure 3-17).

Add A New Device

& Enter the new device's PIN,
PIN: 19342308

) Press the button of the new device in two minutes.

Connect successfully!

[ Back ] [ Connect

Figure 3-16

Configuring the wireless netwark.

Successfully connected to the network by wiPs |

Figure 3-17

3.3 To connect using Windows built-in wireless utility

3.3.1 In Windows 7

Windows 7 users may use the built-in wireless utility. Follow the steps below.

18
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1.

Left-click the wireless icon il in your system tray (lower-right corner). The utility will
display any available wireless networks in your area. Highlight the wireless network
(displayed using the SSID) to be connected and then click Connect.

NetworkProfile~ o -
B19DDE ZLP M
88TTAT i~
5CDTLE L
Infra_KeyTest 1.1_'1!_ 1
TP-LINK_Networkl M

| Connect autornatically
TP-LINK_1BOF28 i~
TPLINK_030407 o
TP-LINK_5CDT1E AL
AutoTest N

Open Metwork and Sharing Center

Figure 3-18
If the network you would like to connect is encrypted, enter the same security key or
passphrase that is on your Router. Or push the WPS/QSS button on the Router or access
point (You will be prompted to push the button on the window if WPS function is supported
as shown in the figure below). If the network to be connected is not secure, the connection

will be built without entering a key.

@ Connect to a Network @

Type the network security key

Security key: I ITITITT)

)

[ QK ] | Cancel

Figure 3-19
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3. You have now successfully connected to the network.

Dial-up and VPN hd T
Nireless Network Connection 6 ~ I
TP-LINK Networkl  Connected _gfl}
NetworkProfile- al [
B19DDE_ZLP A L
BETTAT M
1BOF28 M
Infra_KeyTest 1'11“
TP-LINK_1BOF28 A
TP-LINK_B19DDE_ZLP M
TP-LINK 887747 o
Open Metwork and Sharing Center

10:12 AM
3/29/2011

Nl %l )

Figure 3-20

3.3.2 In Windows Vista

Windows Vista users may use the built-in wireless utility. Follow the steps below.
1. Open the wireless utility by right-clicking on the wireless computer icon in your system tray

as shown in the figure below. Select Connect to a network.

Mot Connected

=y You are currently not
e connected to any networks,

Connect to a network
Metwork and Sharing Center

EN O o 10:04

Figure 3-21
2. The utility will display any available wireless networks in your area. Highlight the wireless
network you would like to connect and then click Connect.
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== =
) n,g? Connect te a network

Select a network to connect to

4
m| s ‘g ‘

Show Al
Dial-up and VPN v
Wireless Metwork Connecticn G ~
| P N K_Metworkl Security-enabled netwark 1511
- E L]
L' TP-LIME_1BOF2E Security-enabled network ﬂjﬂ
= L|
E' Infra_KeyTest Security-enabled network -Hﬂ“ -

Set up a cennecticn or netwerk
Open Metwork and Sharing Center

Connect Cancel

Figure 3-22
If the network you would like to connect is security-enabled, enter the same security key or

3.
passphrase that is on your Router. If the network to be connected is not secure, the

connection will be built without entering a key.

(=13 =S

@ n,g? Connect to a network
Type the network security key or passphrase for TP-LINK_Networkl

The person whe setup the network can give you the key or passphrase,

Security key or passphrase:

Display characters

‘J‘d‘ If you have a USE flash drive with network settings for TP-LINK_Metworld, insert it

now.

Connect ]| Cancel

Figure 3-23
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4. You have now successfully connected to the network.

(== =]
@ I'EF' Connect te a network
Successfully connected to TP-LINK_Networkl
Start this connection automatically

Figure 3-24

3.3.3 In Windows XP

Windows XP users may use the built-in wireless utility. Follow the steps below.

1. Right-click on the utility icon in your system tray (lower-right corner). Select Switch to
TP-LINK Wireless configuration Utility.

Cpen

Radio OFF
Switch to Windows wireless configuration tool
Swyitch to SoftAF mode

About

Exit

Figure 3-25
Or double-click the utility icon to load the utility configuration page. Click Advanced in the

tools section and then select Use Windows wireless configuration tool in the figure
shown below. Click OK when Figure 3-27 appears to continue.
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TP-LINK

The Reliable Choice

- -
. @ @' — -:". .—
- — ¥ ple

Status WPS Network Profile Advanced

Select wireless configuration tool

(@) Uge TP-LIMK Wireless Configuration Utility O Use windows wireless configuration tool

Wyireless network adapter switch

Please choose a wireless network adapter : |Wire|955 MNetwaork Connection 83 TLAWNTISN

SoftAP mode

an QFF

Power Save mode

@ 0N O OFF

Figure 3-26

Are you sure o use Windows wireless
configuration tool?

Cancel

Figure 3-27

Right-click on the wireless computer icon in your system tray (lower-right corner). Select
View Available Wireless Networks.

Change Windows Firewall setkings

Cpen Mebwaork, Conneckions

Repair

¥Yiew Available Wireless Networks

SRR Y R IR R

Figure 3-28
The utility will display any available wireless networks in your area. Click on a network

(displayed using the SSID) and click the Connect button.
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) Wireless Network Connection 32 |z|

Network Tasks Choose a wireless networlk

% Refresh network: lisk Click. an itern in the list below ta connect to a wireless network in range or to get more
information.
.,_"3_ Sek up a wireless network (.: )) TP-LINK_254350 A
faor & home ar small office i
' Security-snabled wirsless netwark (WPAZ) lll]l][l
Related Tasks ({ﬁ)) [ERLIDKECESASS
' Security-enabled wireless netwark (WPAZ) l[l[lﬂ[l

Ql,) Learn about wireless
nebworking

TP-LINK_Metworkl

Change the order of
preferred netwarks

@i Change advanced
setkings

(( ﬁ)) WR541
' Security-snabled wirsless network II!![I
SOHO_AT
(), -
“@ ¥
Figure 3-29

4. If the network is security-enabled, you will be prompted to enter the key as shown below. If

not, you will connect to the network directly without entering a key.

Wireless Network Connection

The network, 'TP-LINE_Metworkl' requires a netwark key (also called a 'WEP key or WPA
kewd, A netwoark key helps prevent unknown intruders Fram connecting ta this network,

Tvpe the kew, and then click Connect,

Metwork key: | MTTITITII |
Confirm network key: | SRR |
[ Connect J l Cancel ]

Figure 3-30
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Chapter 4 Management

This section will show you how to configure your TL-WN725N adapter using the TP-LINK
Wireless Configuration Utility (TWCU).

The TL-WN725N adapter uses the TP-LINK Wireless Configuration Utility as the management
software. The utility provides users with an easy interface to change any settings related to the

adapter. Double-clicking on the #= icon on your desktop will start the utility.

4.1 Profile

Your wireless networks may vary in different places like home, office or coffee shop. With
Profile management, you can easily save and manage various networks to be connected,
saving you the trouble of having to repeat the same configurations. Click Profile in the tools

section, the following page will appear.

The Reliable Choice
4T, — LA

l : & = > D

- I &

Status WPS Network Profile Advanced
Profile Name SSID Network Type  Security Connected

Add Modify Remove Connect
Figure 4-1

4.1.1 Add a profile

To add a profile, click the Add button on the bottom of the screen. Then the configuration

window will appear.
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Profile Mame: Home
S5ID: TP-LINK_Metwork1

Network Type: @ Infrastructure

Security Type: | WPA-PSKMWPA2-PSK

Encryption Type: | TKIPIAES

Security Key: b [7] Show characters

[7] Start this connection automatically.

Cancel

Figure 4-2

Profile Mame: | Office

s3I0 | TP-LINK_BF134C

Metwork Type: @ Infrastructure

Security Type: | wpawPA2

Encryption Type: |TKIPJ’AES

Authentication: |Cer‘tiﬂcate

Certificate: |wifl-user WIFi-Intermediate-CA-: v |

Startthis connection automatically,

Cancel

Figure 4-3

The following items can be found on the screen.

> Profile Name: Enter a name for your profile (e.g. Home, Office, Coffee Shop). The same
name is not allowed. Please also note that no space is allowed between words.

> SSID: Select the target network from the drop-down list.

> Network Type: Select the network type. If you are connecting to a wireless Router or
access point, select Infrastructure. If you are connecting to another wireless client such as
an adapter, select ad-hoc.

> Security Type: Select the security type from the list. Four options are available:
WPA-PSK/WPA2-PSK, WPA/WPA2, WEP and None. The security type should be the
same as on your Router or access point, otherwise, you will not be able to build a
successful connection. WPA-PSK/WPA2-PSK uses a passphrase or key to authenticate
your wireless connection. The key must be the exact same key entered on your wireless
Router or access point. None stands for no security. I's recommended to enable
WPA-PSK/WPA2-PSK on your wireless Router or access point before con is configuring

your wireless adapter.
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&= Note:

You will see Figure 4-2 if you selected the security type WPA-PSK/WPA2-PSK; while, if
you selected the security type WPA/WPA2, Figure 4-3 will be displayed.

> Encryption Type: From the drop-down menu, select the encryption type that is the same
as on your Router or access point.

> Security Key: Enter the passphrase exactly as it is on your wireless Router or access
point. Click the Show characters box to see the passphrase, or uncheck this box to hide it.

> Authentication: Select a type of authentication, either certificate or password.

> Certificate: If you select certificate as your Authentication, then you need to specify your
certificate from the drop-down list here.

> Start this connection automatically: Check this box to automatically connect to this
network next time.

> Save: Click Save to save your settings.

Complete the above settings, the Profile page should look like the following figure. To connect

to a desired network, just highlight the network you would like to connect to and click the

Connect button on the bottom of the window.

The Reliable Chaice
ST, — & &

= \ & = 2y

= E - L v

Status WPS Network Profile Advanced
Profile Mame SSID Network Type  Security Connected
Home TP-LINK_Network1 Infrastructure WPA-PSK/WPA... No
Office TP-LINK_BF134C Infrastructure  WWRAAVPAZ Mo
CoffeeShop TP-LINK_CB3A52 Infrastructure MNone Mo

Add Modify Remove Connect
| §
Figure 4-4

4.1.2 Modify a profile

You may edit an existing profile by clicking the Modify button from the Profile page. For
instance, you may like to change the profile name from Home to Home1 or you may want to
specify another SSID for profile Home. After all the changes, click Save to make the changes

take effect.
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Profile Name: Home
335ID: TP-LINK_Metwork! -

MNetwork Type: @ Infrastructure

Security Type: [Ngne ']

Encryption Type: [None v]

[ Start this cennection automatically.

Cancel

Figure 4-5

4.1.3 Delete a profile

To delete an existing profile, highlight the profile name and click Remove on the bottom of the
screen or press the Delete button on your keyboard. When the following figure appears, click

OK to continue.

Are you sure to delete the selected
network profiles?

Cancel

Figure 4-6

4.2 Advanced

The following configurations can be made on the Advanced page:

1) To select wireless configuration tool. (This option is available only in Windows XP.)
Here you can decide which tool to use, either the TP-LINK Configuration Utility or the
Windows wireless configuration tool.

2) To switch to another wireless network adapter.
Here you can switch to another adapter installed in your computer. The adapters
successfully installed in your computer will be listed in the drop-down list if the adapters are
supported by this utility.

3) To switch to SoftAP mode.
Once enabled, the adapter will be able to work as an AP.

4) To change the power save mode.
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TP-LINK

The Reliable Choice

P e © = s
- = - ——
Status WPS Network Profile Advanced
Select wireless configuration too
@ Use TP-LINK Wireless Configuration Utility Use Windows wireless configuration tool

Wireless network adapter switch

Please choose a wireless network adapter : |Wireless Metwork Connection 83 TLWNT2EN v

SoftAP mode

©I0N @ OFF
Power Save mode

@ ON D) OFF

Figure 4-7
4.3 About

The About screen gives you some information about the Driver and Utility versions of the

adapter. Right-click the Iilll icon in your system tray and select About from the list.

Open

Radio OFF
Switch to SoftAP mode

About

Exit

Figure 4-8

TP-LINK Wireless Configuration Utility
T version: 1.4.7 en.00a
WFF version: 1.3.0.0

Driver version: 1013.0.325.2011

Copyright {C) 2011 TP-LIMK TECHMOLOGIES CO., LTD.
All rights reserved.

Figure 4-9
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Chapter 5 Soft AP Mode

In Soft AP mode, the adapter will work as an AP.

Suppose that only one computer in your house can access the Internet for various reasons like
only one WLAN port is available on your wired broadband Router, however, other
wireless-capable devices also want to share the Internet. Then the adapter can be configured
as an AP under the Soft AP mode, saving you the trouble of having to get a separate access
point or a Router.

With this feature, a computer can use a single physical wireless adapter to connect as a client
to a hardware access point while at the same time acting as a software AP allowing other
wireless-capable devices to connect to it.

To switch to this mode, right-click on the utility icon in your system tray and select Switch to
SoftAP mode. (Here takes that in Windows 7 for example.)

Open

Radio OFF
Switch to SoftaP mode

About

Exit
N TIERD

Quldl Fivi

3/20/2011

Figure 5-1
Or from the Advanced page of the utility, tick ON under the SoftAP mode as shown in the
following figure. Click OK when prompted to confirm the setting.

el
B 2 © £

Status WPS Network Profile Advanced

Select wireless configuration too

@ Use TP-LINK Wireless Configuration Utili

. ) Are you sure to turn on the SoftAP
Wireless network adapter switch mode?

Please choose a wireless network adapte

SOIAR mode | ok || cancel |

@ ON ) OFF

Power Save mode

@ 0N ©) OFF

Figure 5-2
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The Soft AP icon then will appear beside Advanced icon in the utility.

TP-LINK

The Reliable Choice

P % © =
- b «w % %
Status WPS Network Profile Advanced Soft AP
SoftAP made: @ OM ) OFF
Internet Connecting Share(ICS): lLocaI e ,l
SsiD: SoftAP
Security Type: ’WF’AZ—F’SK ,l
Encryption Type: IAES ,l
Security Key: 12345678 Show characters
IP Address: 169.254.123.180
Apply
&
Figure 5-3

> SoftAP mode: Select to enable or disable the function.

> Internet Connecting Share (ICS): Specify a connection through which devices connected
to your AP can access the Internet.

>  SSID: Enter the name for your soft AP (for example, Jone) so that others can know which
AP is yours when trying to connect to it. The default name (SSID) is “tp-link”.

> Security Type: The security type here is set to be WPA2-PSK which is based on 802.11i
and uses Advanced Encryption Standard instead of TKIP. It was designed to improve the
security features of WEP. WPA2-PSK uses a passphrase or key to authenticate your
wireless connection. You needn’t make any configuration here.

»> Encryption Type: The encryption type here is set to be AES.

> Security Key: Enter the Key in the field to make your AP security enabled. It is
recommended that you specify another key instead of the default key 12345678. Only by
entering the corresponding key can other computers establish a successful connection with
your AP.

> IP Address: Here displays the IP address of the SoftAP.
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Chapter 6 Uninstall Software

6.1 Uninstall the utility software from your PC

1. On the Windows taskbar, click the Start button, click All programs—>TP-LINK, and then
click Uninstall-TP-LINK Wireless Configuration Utility.

@ Default Programs
@/ Desktop Gadget Gallery
& Internet Explorer

& Windows DVD Maker

B2 Windows Fax and Scan english

 Windows Media Center

@ Windows Media Player

E_'i_ Windows Update

- KPS Viewer
| Bccessories

Documents

Pictures

Music
| Games

| Maintenance Games

. Startup
Lo TP-LINK Computer
“F TP-LIMK Wireless Configuration Utility
@ Uninstall - TL-WMNT25M Driver Control Panel
~ [E Uninstall - TP-LINK Wireless Configuration Utility |
0 Ultral50 Devices and Printers

Default Programs

4  Back Help and Support

| Search programs and files

Figure 6-1 Uninstall Utility
2. Click Yes to start uninstalling the utility software from your PC.

TP-LINK Wireless Configuration Utility - InstallShield Wizard |22

Do you want to completely remove the selected application and all of its features?

Figure 6-2
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3. It may take a few minutes to undergo the whole un-installation process.

TP-LINK Wireless Configuration Utility - InstallShield Wizard
Setup Status

InztallShield \Wizard iz removing the TP-LINE Wirelezs Configuration Utility

Urninztaling

Cancel

Figure 6-3

4. Click Finish when the figure below appears.

TP-LIME Wireless Configuration Utility - InstallShield Wizard

Uninstall Complete

InztallShield ‘wizard has finizhed uninstalling TP-LINE Wireless
Configuration Litiliky.

¢ Back Cancel

Figure 6-4

6.2 Uninstall the driver software from your PC

1. On the Windows taskbar, click the Start button, click All programs—>TP-LINK, and then
click Uninstall-TL-WN725N Driver.
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@ Default Programs

W Desktop Gadget Gallery

& Internet Explorer

& Windows DVD Maker

& Windows Fax and Scan english

 Windows Media Center

@ Windows Media Player

E_'T Windows Update

4 KPS Viewer
. Accessories

Documents

Pictures

Music
| Games

| Maintenance Games

. Startup
Lo TP-LINK Computer
“F TP-LIMK Wireless Configuration Utility
B Uninstall - TL-WNT 25 N Driver Control Panel
@ Uninstall - TP-LINK Wireless Configurat
L Ultral=0 Devices and Printers

Default Programs

Back Help and Support

| Search programs and files

Figure 6-5 Uninstall Driver
2. Click Yes to start uninstalling the driver software from your PC.

TP-LINK Wireless Cenfiguration Utility - InstallShield Wizard &3

Do you want to completely remove the selected application and all of its features?

Figure 6-6

3. It may take a few minutes to undergo the whole un-installation process.
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TP-LINK Wireless Configuration Utility and Driver - InstallShield Wizard (=3

Setup Status

IngtallShield[R] Wwizard iz removing the driver

Figure 6-7

4. Click Finish when the figure below appears.

TP-LINK Wireless Configuration Utility and Driver - InstallShield Wizard
Uninstall Complete

InztalShield(R] \Wizard has finizhed Uninstallation. Chek, Finish
toexit the wizard.

Finish

Figure 6-8
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Appendix A: Specifications

Normal

Interface USB 2.0 Interface

Standards IEEE 802.11n, IEEE 802.11g, IEEE 802.11b
Operating System Windows XP, Windows Vista, Windows 7
Throughput 150Mbps (Maximal)

11b: 1/2/5.5/11Mbps

11g: 6/9/12/18/24/36/48/54Mbps

11n: Up to 150Mbps
11b:CCK,QPSK,BPSK

Modulation 119:OFDM

11n: QPSK, BPSK, 16-QAM, 64-QAM
Media Access Protocol | CSMA/CA with ACK

Radio Data Rate

Data Security WEP, WPA/WPA2, WPA-PSK/ WPA2-PSK
Frequency* 2.4 ~2.4835GHz

Spread Spectrum Direct Sequence Spread Spectrum (DSSS)
Safety & Emissions FCC, CE, IC, WIFI

Environmental and Physical
Working Temperature 0°C~407C (32°F~104°F)

Working Humidity 10% ~ 90% RH, Non-condensing

Storage Temperature -40°C~70°C(-40°F ~158°F)

Storage Humidity 5% ~ 90% RH, Non-condensing

* Only 2.412GHz~2.462GHz is allowed to be used in USA, which means only channel 1~11 is

available for American users to choose.
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Appendix B: Glossary

> 802.11b - The 802.11b standard specifies a wireless product networking at 11 Mbps using
direct-sequence spread-spectrum (DSSS) technology and operating in the unlicensed radio
spectrum at 2.4GHz, and WEP encryption for security. 802.11b networks are also referred to
as Wi-Fi networks.

» 802.11g - specification for wireless networking at 54 Mbps using direct-sequence
spread-spectrum (DSSS) technology, using OFDM modulation and operating in the
unlicensed radio spectrum at 2.4GHz, and backward compatibility with IEEE 802.11b devices,
and WEP encryption for security.

» 802.11n - 802.11n builds upon previous 802.11 standards by adding MIMO (multiple-input
multiple-output). MIMO uses multiple transmitter and receiver antennas to allow for increased
data throughput via spatial multiplexing and increased range by exploiting the spatial diversity,
perhaps through coding schemes like Alamouti coding. The Enhanced Wireless Consortium
(EWC) was formed to help accelerate the IEEE 802.11n development process and promote a
technology specification for interoperability of next-generation wireless local area networking
(WLAN) products.

» Ad hoc Network - An ad hoc network is a group of computers, each with a Wireless Adapter,
connected as an independent 802.11 wireless LAN. Ad hoc wireless computers operate on a
peer-to-peer basis, communicating directly with each other without the use of an access point.
Ad hoc mode is also referred to as an Independent Basic Service Set (IBSS) or as
peer-to-peer mode, and is useful at a departmental scale or SOHO operation.

» DSSS - (Direct-Sequence Spread Spectrum) - DSSS generates a redundant bit pattern for all
data transmitted. This bit pattern is called a chip (or chipping code). Even if one or more bits
in the chip are damaged during transmission, statistical techniques embedded in the receiver
can recover the original data without the need of retransmission. To an unintended receiver,
DSSS appears as low power wideband noise and is rejected (ignored) by most narrowband
receivers. However, to an intended receiver (i.e. another wireless LAN endpoint), the DSSS
signal is recognized as the only valid signal, and interference is inherently rejected (ignored).

» FHSS - (Frequency Hopping Spread Spectrum) - FHSS continuously changes (hops) the
carrier frequency of a conventional carrier several times per second according to a
pseudo-random set of channels. Because a fixed frequency is not used, and only the
transmitter and receiver know the hop patterns, interception of FHSS is extremely difficult.

» Infrastructure Network - An infrastructure network is a group of computers or other devices,
each with a Wireless Adapter, connected as an 802.11 wireless LAN. In infrastructure mode,
the wireless devices communicate with each other and to a wired network by first going
through an access point. An infrastructure wireless network connected to a wired network is
referred to as a Basic Service Set (BSS). A set of two or more BSS in a single network is
referred to as an Extended Service Set (ESS). Infrastructure mode is useful at a corporation
scale, or when it is necessary to connect the wired and wireless networks.

37



LRSIl 150Mbps Wireless N Nano USB Adapter User Guide

Spread Spectrum - Spread Spectrum technology is a wideband radio frequency technique
developed by the military for use in reliable, secure, mission-critical communications systems.
It is designed to trade off bandwidth efficiency for reliability, integrity, and security. In other
words, more bandwidth is consumed than in the case of narrowband transmission, but the
trade off produces a signal that is, in effect, louder and thus easier to detect, provided that the
receiver knows the parameters of the spread-spectrum signal being broadcast. If a receiver is
not tuned to the right frequency, a spread-spectrum signal looks like background noise.
There are two main alternatives, Direct Sequence Spread Spectrum (DSSS) and Frequency
Hopping Spread Spectrum (FHSS).

SSID - A Service Set Identification is a thirty-two character (maximum) alphanumeric key
identifying a wireless local area network. For the wireless devices in a network to
communicate with each other, all devices must be configured with the same SSID. This is
typically the configuration parameter for a wireless PC card. It corresponds to the ESSID in
the wireless Access Point and to the wireless network name. See also Wireless Network
Name and ESSID.

WEP - (Wired Equivalent Privacy) - A data privacy mechanism based on a 64-bit or 128-bit or
152-bit shared key algorithm, as described in the IEEE 802.11 standard. To gain access to a
WEP network, you must know the key. The key is a string of characters that you create.
When using WEP, you must determine the level of encryption. The type of encryption
determines the key length. 128-bit encryption requires a longer key than 64-bit encryption.
Keys are defined by entering in a string in HEX (hexadecimal - using characters 0-9, A-F) or
ASCII (American Standard Code for Information Interchange — alphanumeric characters)
format. ASCII format is provided so you can enter a string that is easier to remember. The
ASCII string is converted to HEX for use over the network. Four keys can be defined so that
you can change keys easily.

Wi-Fi - A trademark of the Wi-Fi Alliance and the brand name for products using the IEEE
802.11 family of standards.

WLAN - (Wireless Local Area Network) - A group of computers and associated devices
communicate with each other wirelessly, which network serving users are limited in a local
area.

WPA - (Wi-Fi Protected Access) - A wireless security protocol uses TKIP (Temporal Key
Integrity Protocol) encryption, which can be used in conjunction with a RADIUS server.
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