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No. of pos. A B C D E Ø F G H
09 30.90 25.00 25.40 12.70 14.30 7.10 – –

15 39.30 33.30 25.40 12.70 14.30 9.10 – –

25 53.20 47.00 31.70 12.70 14.30 – 12.50 9.10

37 69.40 63.50 38.10 12.70 14.30 – 17.60 9.10

50 67.10 61.10 38.10 15.50 17.00 – 18.60 11.90

D-SUB Hoods and Accessories

Description

Order data

Product drawing

D-SUB Plastic Hood
Straight or side cable entry – 9-50 pos. – One piece Design

D-SUB Plastic hood – Straight cable entry

No. of pos. Design Part Number

09 Black 165X10389X
15 Black 165X10399X
25 Black 165X10409X
37 Black 165X10419X
50 Black 165X10429X

D-SUB Plastic hood - Side cable entry

No. of pos. Design Part Number

09 Black 165X10439X
15 Black 165X10449X
25 Black 165X10459X
37 Black 165X10469X
50 Black 165X10479X

Side cable entryStraight cable entry

 Cable strain relief, set screws
 Material:

 Plastic hood black: Polyamide 6.6, UL 94 V-0
 Fastening:

 with connector mounting screws
	 Packaging: in bulk or in pack units as a single package 

For single packaged add the letter „E“ at the end of the part number.




