
B. PRODUCT - CHARGERS
New Charger BQ-CC55

Specification
Input AC100-240V 50-60Hz

Input part Structure Fix Plug(C2, UK plug)

Charging control Smart

Indicator
LED x 4
Charging: ON(Red →Orange→Green）
Full charged: OFF
End of Battery Life: TBD

Charger battery AA x 1-4/ AAA x 1-4 cells

Charging time AA4 :  3h   /   AA2  :1.5h
AAA4:  3h   /   AA2  :1.5h

Dimensions TBD

Weight TBD
Case color White/Black

Remaining capacity & 
Battery life check

Can charge AA / AAA 1-4 cells

Rapid Charge 3H 

4 LED
(Green,Orange,Red)

3hrs



BQ-CC55 High usability

Near EOL
(Yellow flashing）

Battery-Life

Checker

Indicated at 3 colors LED by detecting charge voltage

Convenient

Charge

Status
Indication

LED flashing indicates 
battery life by detecting 

voltage after fully charged

New

Plug into  
AC outlet

20〜80%〜20% 80%⇒
Fully charged

End of life
(Red quick flashing）

Scan battery 

（３sec.) 

Resolve user complaints
・Which eneloop can be used?
・When we should dispose
eneloop?



BQ-CC55 High usability

Convenient

Residual
Capacity

Checker

Plug into 
AC outlet

Yellow:
20 to 80%

Red:
0 to 20%

Green:
80% to 100%

When plugged into AC outlet, 

check batteries individually

Inform abnormal and primary batteries by quick 
red flashing and stop charging individually

Safety

NG Battery
Checker

Indicated 
individually 
by 4 LEDs

Scan Battery

（３sec.) 

Indicated by 3 colors LED


