Type No:ADP16
Order No:ADP16B4-0T0-0240
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Current rating : 25mA DC12~24V
Operation temperature ; -25°C to +55°C
® Electrical lifetime : 1000hr
T} Sound pressure ; 80db
K Trrminal - soldering type / plug-in type
& Wire range : 1x1.5mm* max. i
Cable range : 2x0.75mm? / 1x1.0mm?* max.
' * Volce : Intermittent tone
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