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Datasheet

Measuring Lead
No. 1198496 // Red
No. 1198804 // Blue
No. 1198815 // Black

Technical data

Pin dimensions .............................................................................4 mm
Connection type............................................................................4 mm plug, stackable
Length...........................................................................................5 m
Measurement category acc. to IEC61010 ....................................CAT I
Rated current ................................................................................10 A

Material

Contact material ...........................................................................Brass / Copper-Beryllium
Contact surface material...............................................................Nickel
Housing material...........................................................................PVC
Colour ...........................................................................................Red / Blue / Black 

Environmental conditions

Temperature range .......................................................................0 to +80 °C 

Ø 4 mm

21 mm 45 mm 4 mm


