Datasheet
Item no. 1303040

COMPONENTS

TRU

Distributed by Conrad Electronic SE ¢ Klaus-Conrad-Str. 1 « D-92240 Hirschau

V1_0717_01_en

®22 mm, push button switch, circle illuminated, red led
12V, flat head and flat crust, momentary type, Stainless

steel crust, INO1NC,
BN no. 1303040
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L. Momentary is 35.8 Top view Terminal
Latching is 40.5 Arrangement
-ﬁ»i
LED Fin LE0 Fin 1 and 2 pin for NC, 3 and 4 pin for NO.

Mounting dIAMELEr .......cooveiieieeee e 22 mm
SWItChing VOIRAGE ......ocvevvieecce e 250 V/AC
SWItChING CUIMBNE e 3A
LA COlOUT e red
[ICT0 IR - To - 12V AC/DC
CONNBCHION ... soldering
TermMiNAITYPE ..ovoeeeeeeecece s pin terminal(2.8 x0.5mm)
Contact reSIStANCE .......oveveeeeeeeceeccee e < 50 mQ
INSUIAtION FESISTANCE ....cveceeiiiciececeee e = 1000 MQ

DieleCtriCc iNTBNSILY ..cveveveeceecececee e 2000 V/AC




g Distributed by Conrad Electronic SE ¢ Klaus-Conrad-Str. 1 « D-92240 Hirschau
§ Datasheet
Q Item no. 1303040
>

TRUS

Operating and storage temperature..............coceeveveeveecceeccecee -20to +70°C

Operating and storage humidity .............cccooveeveveeeeeececececeee 4510 85 % RH

Panel thiCKNESS ..o 1~10 mm

OPEration PrESSUME .....c.eoveeveeeieeeeeeereete e seeeeee e e re e eee e seeeeneeneas about 6 N

OPEration travel ..........cccceoeeiieeseecee e about 2.8 mm

Electrical ifeSPaN .........coceveiiiiiieceeec e 50000 cycles

DUFADIlILY .o 1,000,000 cycles

Crust Material .........ccooeeieiieseec e stainless steel
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