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UNLESS OTHERWISE SPECIFIED:
DIMENSIONS ARE IN MILLIMETERS
Surface finish:

Linear DIN 7168-m
Angular : DIN 7168-m

Hole : DIN 7168-m
SCALE:1:20
MATERIAL:

mm
Surface Area : mm?

WEIGHT: ar.
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