
 

 

Manual 
 
A: Product features: 
1. Confirm the centre bit automatically after starting up 
2. Low voltage protection function(Lipo) 
3. Over-heat protection function 
4. With Normal Mode and Crawler Mode 
 
B:Product specifications: 
1. Suitable Car Models: 1/10 Buggy or truck 
2. Input voltage range: 2S Lipo/5-6cells NiMH/NiCd 
3. 40A continuous current(340A burst) 
4. BEC Output: 5.6V/2A 
5.  Size: 42*27*22mm 
6. Weight: 38g 
 

 

 

 
 

 

 


