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Public Address Systems

OMNITRONIC WPC Ceiling speaker
Stylish ball speaker

• 2-way system 
• Mounted with an aluminum tube (42 cm) and integrated audio cable
• Ideal for covering large areas from high ceilings

Technical specifications:
Device: WPC-5 WPC-6

Input voltage: 100 V 100 V

Components: 14 cm woofer (5.5") + 1.5 cm tweeter (0.5") 16.5 cm woofer (6.5") + 1.5 cm tweeter (0.5")

Rated power: 10 W RMS 10 W RMS

Sensitivity (1 W/ 1 m): 92 dB, ±3 dB 93 dB, ±3 dB

Frequency range: 150 Hz - 20 kHz 100 Hz - 20 kHz

Dimensions (D): 180 mm 210 mm

Weight: 1.25 kg 2 kg

No. 80710420 ..................................................................WPC-5, black
No. 80710421 ..................................................................WPC-5, white
No. 80710422 ....................................................................WPC-5, blue
No. 80710423 ...................................................................... WPC-5,red
No. 80710428 ..................................................................WPC-6, black
No. 80710429 ..................................................................WPC-6, white
No. 80710430 ....................................................................WPC-6, blue
No. 80710431 ...................................................................... WPC-6,red

OMNITRONIC PS-30S Projector speaker

No. 80710374

Projector speaker

Technical specifications:
Input: 100 V or 8 ohms

Speaker: 13 cm speaker (5")

Rated power (100 V): 3.8/7.5/15/30 W RMS 

Rated power (8 ohms): 30 W RMS 

Sensitivity (1 W/ 1 m): 96 dB, ±3 dB 

Frequency range: 150 Hz - 15 kHz

Protection rating: IP 44

Dimensions (D x L): 178 x 212 mm

Weight: 0.9 kg

• 100 V speaker system for wall and ceiling installation
• For 8-ohm and 100 V systems
• 4-step power selector 
• Weather-proof plastic cabinet (IP44)

http://www.steinigke.de/en/mpn80710420.html
http://www.steinigke.de/en/mpn80710421.html
http://www.steinigke.de/en/mpn80710422.html
http://www.steinigke.de/en/mpn80710423.html
http://www.steinigke.de/en/mpn80710428.html
http://www.steinigke.de/en/mpn80710429.html
http://www.steinigke.de/en/mpn80710430.html
http://www.steinigke.de/en/mpn80710431.html
http://www.steinigke.de/en/mpn80710374.html

