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2015.08.04| GINO
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Conductor: 14/0.07 Enamelled Wire OFC x4C+kevlor
,Red/green/red+green/nature

Jacket: PVC(C, black

Cable construction

77\

Nature wire

Red wire

@

Red+green wire

Green wire

»

3.5 4 pole(M)

2.5 4 pole(F)

®) 2.5 4 Pole(Female) Plug 1 brass Good—plated SN
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