1

3

| 4

type no.:

ADA16K6-ATO-D F

s Ce€

Ko,

Electrical Diagram
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5| Soldering/Plug-in Type Keylock Switch TR
31 24
Dimensions Product Specifications
— 412 Mechanical lifetime  : >0.2 million operations
/] Electric rating : 250V AC 5A
| | L o Dielectric strength : >1500V 60Hz 1min. between all
= terminals
1] E_ ) = Motion tolerance : <20 operation/min.
C 2 b e Panel thickness - 0.5mm ~ 5mm
___l j___ Degree of protection P ?5 (real us:age 1P66)
. Storage temperature : -40°C to +70°C
- — QOperating temperature : -25°C to +55°C with lamp
i ikl ’ (-25°C to +70°C without lamp)
— : Contact resistance :20mAQ (initial)
— - - -
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