DATASHEET

Conformal Inductor Version0516
ltem no.

BN Model No_ BN Model No. BN Model No. BN Model No. BN Model No.
14050825 | LGAD307-022 1405838 LGAQ207-5.8 1405857 LGAD307-120 1405874 LGAO41D-0568 1405882 LGAD410-12
1405042 | LGAD3O7-033 1405240 LGAQZ07-6.8 1405058 LGAD307-150 1405078 LGAD410-082 14050083 LGAD410-15
1405053 | LGAD307-032 1405941 LGAQ307-8.2 1405852 LGAD307-180 1405877 LGAD410-082 1405004 LGAD410-18
14D5084 | LGAD3D7-047 1405043 LGAD307-10 1405880 LGAD307-220 1405873 LGAD41D-1 1405285 LGAOD410-22
1405875 | LGAD207-056 1405044 LGAD307-12 1405081 LGAD307-270 1405972 LGAD410-1.2 1405006 LGAD410-27
1405085 | LGAQ207-082 1408045 LGAQ307-18 1406082 LGAQ307-330 1408920 LGAD410-1.5 1408008 LGAD410-33
1405087 | LGAOD207-082 1405046 LGAD307-18 1405083 LGAD307-320 1405921 LGAD410-1.8 1405002 LGAD410-38
1408002 LGAD307-1 1405947 LGAD307-22 1405985 LGAD307-470 1405982 LGAD&10-2.2 1408000 LGAD410-47
1408019 | LGAD307-1.2 1405242 LGAD307-27 1405280 LGAD307-560 1405283 LGAD410-2.7 1406001 LGAD410-50
1405826 | LGAD307-1.5 1405242 LGAD307-32 1405887 LGAD307-830 1405084 LGAD410-3.3 1406002 LGAD410-68
1405033 | LGAD307T-1.8 1405850 LGAD3DT-32 1405083 LGAD307T-820 1405885 LGAD410-3.0 1408003 LGAD410-82
1405834 | LGAD307-2.2 1405281 LGAD30T-47 1405082 LGAaD&10-022 1405887 LGAD410-4.7 1406004 LGAD410-100
1405235 | LGAD307-2.7 1405952 LGAD307-56 1405870 LGAD410-027 1405883 LGAD410-5.8 1408005 LGAD410-120
14D5038 | LGAD307-3.3 1405854 LGAD3DT-82 1405071 LGAD410-032 1405882 LGAD410-8.8 1408008 LGAD410-120
1405037 | LGAD207-3.0 1405855 LGAD30T-22 1405872 LGAD410-030 1405000 LGAD410-8.2 1408007 LGAD410-120
1405838 | LGAD307T-4.7 1405956 LGAD307-100 1405973 LGAD£10-047 1405281 LGAD410-10 1408002 LGAD410-220




3.1

B Features

CONFORMAL INDUCTORS

1. This LGA series inductors are available in 4 from
factors ranging from 0307 to 0512.
2. These are coaxial horizontal types, highly miniaturized

and light—weight.
3. Epoxy resin construction assures high reliability.

B Applications

Televisions, VCR, OA equipment, PC, Other electronic equipment, etc.

B Part numbering system

LGA 0000 - 000 O = O
1 2 3 4 5
Series name dimensions inductance tolerance code packing code

J:x5%,K: £10% T:.tape&reel

M: £20% AorB:tapes 26mm or 52mm
M Shapes and dimensions (UNIT:mm)
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LGAO0307TYPE:A:7.0maxD:3.0maxC:(52 or 26) 52+ 1.0E:0.50 |L1-L2|<1.0
LGA0410TYPE:A:10.0maxD:4.0maxC:52+ 1.0 E:0.60 |L1-L2]|<1.0
LGAO510TYPE:A:10.0maxD:5.0maxC:52 + 1.0E:0.60 |L1-L2|<1.0
LGAO0512TYPE:A:12.0maxD:5.0maxC:52 + 1.0E:0.60 |L1-L2|<1.0



B.1

CONFORMAL INDUCTORS
Hl Color code table
Color Effective number | Multiplier Inductance tolerance
Black 0 1 +20%
Brown 1 10
Red 2 100
Orange 3 1000 -
Yellow 4 | === =
Green 5 | B
Blue 6 | === =
Purple 7z | e =
Gray s | =
White 9 | =
Silver = 0.01 +10%
Gold = 0.1 +5%
Color code marking(from left)
1, The first effective number
2, The second effective number
3, Multiplier
4, Inductance tolerance
Packaging style and quantities
Packaging style Type Quantity
LGA0307 2000 pieces/box
Taping(Ammo—pack) LGA0410 2000 pieces/box

LGA0510(2) 1000 pieces/box

B CHARACTTERISTICS

Operation temperature range: —207C to +100°C

-------------------------------------------------------------------------------------------------------------------------------------

Withstand voltage Erms: 250V e
Rated current: Based on temperature rise
Terminal tensile strength: SO IHIDL o cersssmsssssentimsrs s s ensonsi
Terminal bending strength: =~ 4.9Nmin
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