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Product dimension ………………………………………………………………..  300 x 19 x 19 mm  

Operating voltage............................................................................................. DC 12 - 24 V 

Current rating.................................................................................................... max. 2A  

Sensing angle................................................................................................... 100ºC (horizontal), 360ºC (vertical) 

Sensing distance............................................................................................... 6 m (horizontal), 3 m (vertical) 

Light control function......................................................................................... 30 Lux 

Warm up time.................................................................................................... 15 sec ± 5 sec 

Testing mode..................................................................................................... Light will switch for 5-8 seconds  

Working mode.................................................................................................... No detection for 30 seconds 

Switch-on time.................................................................................................... 180 sec (± 5 sec) 

Connector size ………………………………………………………………………. 2.1 mm 

Operating temperature.......................................................................................  -20°C to +70°C 

Operating humidity.............................................................................................  0 - 95% RH 

Storage temperature........................................................................................... 0°C to +65°C 

Storage humidity................................................................................................. 0 - 80% RH  

 


