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Φ22 mm, USB3.0 FEMALE A - MALE A with 150cm Cable 
Item no.: 1515256 - Silver 
       1515255- Black  
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10MAX: means the panel thickness, the max thickness for the panel no more than 10mm. 

Specification  ......................................................................................... USB3.0 FEMALE A –MALE A with 150cm cable 

Mounting diameter  ............................................................................... 22 mm 

Body material  ....................................................................................... aluminium anodized 

Operating and storage temperature ....................................................... -20 to +55 oC 

Operating and storage humidity ............................................................. 45 to 85 % RH 

Panel thickness  .................................................................................... 1 ~ 10 mm 

Transmission speed  ............................................................................. ≥100MB/s 
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