
UTP CAT6 Modular Plug 
Item no. :1515263 

Electrical: 
Contact Resistance .............................................................................................Max. 20M Ω 
Insulation Resistance ..........................................................................................Min. 250M Ω @500DC 
Withstand voltage................................................................................................DC 1000V AC 700V RMS 60Hz, IMIN 
CAT6 Permanent Link .........................................................................................Conform to ANST/ TIA/ EIA 568B. 2-10 
Storage Temperature ..........................................................................................-40ºC to 70ºC 
Operation Temperature .......................................................................................-10ºC to 60ºC 
Mechanical: 
Plastic Material ....................................................................................................PC 
IDC Material ........................................................................................................PC 
Terminal ..............................................................................................................Phosphor Bronze, Tin Gold 3U”/6U”/ 15U”/ 30U”/ 50U” 
RJ45 Contact Life................................................................................................Min. 750 Times 
IDC Life ...............................................................................................................Min. 750 Times 
Type: 
Unshielded CAT6 Tooless plug 
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