
LD0425x1-C700

Product Code:

LD0425x1-C700

Electrical Data
Mains Input Voltage (V) 230

Input Voltage Range (V) 180-260

Output Voltage (V) DC 30-43V

Output Current (mA) 700

Power Factor >0.9

Product Data
Lamp Base N/A

Product Wattage (W) n/a

Max. System Wattage (W) 31

Colour Temperature (K) n/a

Dimmable No

Weight (g) 190

Performance Data
Rated Life (hrs) 50000

Product Dimensions
Length (mm) 123

Width (mm) 79

Height (mm) 35
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